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TOP LEVEL NUMBER US NUMBER TYPE | DIM A" (TOTAL GLASS TO CONNECTOR) | A/G FINISH | PROD SPEC
OGA DIAGONAL: 13.90 [353.10 17-8041-203 | 98-0003—2526—0 | FFC 4.27" [108.46) AG500 23655
VA DIAGONAL: 13.18 [334.79 17-8041-205 | 98-0003—3229—0 | FFC 8.00" [203.20] AG500 23655
PA DIAGONAL: 12.44 [316.04 17—-8041-206 98—-0003—-2527—-8 NOV SEE DWG AG500 23655
17-8041—221 | 968-0003—-2530—2_| SER 4.27" [108.46 AG500 23655
17—8041-223 | 98-0003—2531—0 | SER 6.00" [152.40 AG500 23655
17-8041-226 | 98-0003—-3230—8 | USB R 8.00" [203.20 AG500 23655
17-8041-227 | 98-0003—3231—6 | SER 8.00" [203.20 AG500 23655
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1. WEIGHT OF GLASS IN GRAMS: 460+10%

2. NICOMATIC HOUSING P/N: OLO5
NICOMATIC RECEPTACLES (PINS) MATTE TIN PLATED P/N: 14106—12
HOUSING ORIENTED WITH LATCH DOWN
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