Cable Gland / Industrial Multi-Conductor (PG) - Polyamide

HAltech

Material:

© Body: Polyamide PA 6

25 % Gloss-fiber Reinforced

o Seal: Tefabloc

Characteristics:
© PG thread

o Multi-holed seal inserts

Technical properties:

® Gas- and watertight

o Completely twist protected

o Combinable with various sealing inserts

Applications:

© Machines and devices

© Measuring and control engineering
© Plant installations

Temperature Range ?(,\OT ECT/o,V
l IP68
-30 to 120°C
(-22 to 248°F) RATING
Outer Hole Hole Cat. No. Cat. No Std.
thread Quantity  diameter Light Grey Black Pk.
mm

PG 7 1 4 5315800 5315600 50
PG 7 1 5 5315801 5315601 50
PG 9 1 5 5315810 5315610 50
PG 9 2 1 5315811 5315611 50
PG 9 2 B! 5315812 5315612 50
PG 9 2 3.5 5315813 5315613 50
PG 9 2 4 5315814 5315614 50
PG 9 3 3 5315815 5315615 50
PG 9 4 B 5315816 5315616 50
PG 9 4 4 5315817 5315617 50
PG 11 2 2.3 5315820 5315620 50
PG 11 2 3 5315821 5315621 50
PG 11 2 3.5 5315110 5315500 50
PG 11 2 4 5315822 5315622 50
PG 11 2 5 5315111 5315501 50
PG 11 2 6 5315112 5315502 50
PG 11 B B! 5315823 5315623 50
PG 11 3 3.5 5315113 5315503 50
PG 11 3 4 5315824 5315624 50
PG 11 3 5 5315114 5315504 50
PG 11 3 5% 5315825 5315625 50
PG 11 4 1.5 5315826 5315626 50
PG 11 4 BI5! 5315827 5315627 50
PG 11 6 2 5315828 5315628 50
PG 11 6 2.5 5315829 5315629 50
PG 13.5 2 3 5315830 5315630 50
PG 13.5 2 5 5315831 5315631 50
PG 13.5 2 6 5315130 5315510 50
PG 13.5 B 2 5315832 5315632 50
PG 13.5 3 3 5315833 5315633 50
PG 13.5 3 4 5315834 5315634 50
PG 13.5 3 5.3 5315835 5315635 50
PG 13.5 3 6 5315836 5315636 50
PG 13.5 4 3 5315837 5315637 50
PG 13.5 4 4 5315838 5315638 50
PG 13.5 4 5 5315839 5315639 50
PG 13.5 4 518 5315840 5315640 50
PG 13.5 6 3.5 5315841 5315641 50
PG 13.5 10 2 5315842 5315642 50
PG 16 2 4 5315850 5315650 50
PG 16 2 5 5315851 5315651 50
PG 16 2 6 5315852 5315652 50
PG 16 2 7 5315160 5315515 50
PG 16 2 8 5315853 5315653 50
PG 16 2 9 5315854 5315654 50
PG 16 3 3 5315855 5315655 50
PG 16 B 4 5315856 5315656 50
PG 16 3 5 5315857 5315516 50
PG 16 3 5.6 5315858 5315658 50
PG 16 3 6 5315859 5315659 50
PG 16 3 7 5315860 5315660 50
PG 16 3 8 5315861 5315661 50
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See page 7 for dimensions.

Cat. No.
Light Grey

5315862
5315863
5315864
5315865
5315866
5315867
5315868
5315869
5315870
5315871
5315872
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Cat. No
Black

5315662
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5315700
5315546
5315547
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