Non-metallic Liquidtight Connectors

Flexible Non-metallic Conduit and Tubing Fittings
POLYTUFF® Non-metallic Fittings
Type 4X, 12 and 13
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Straight with Male Non-Metallic Liquidtight Fittings
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Trade Black Gray

Size (metric designator) Catalog Numbers Catalog Numbers

3/g" (12) P0O38NBKA P0O38NGYA

122 (16) PO50NBKA PO50NGYA

34 (21) P075NBKA PO75NGYA PO75NGYA

17(27) P100NBKA P100NGYA

/4 (10) F2025 -

11/4 “(35) P125NBK P125NGY

11/2 (41) P150NBK P150NGY

2”7 (53) P200NBK P200NGY

Note: See pages T-116 and T-117 for additional technical data and dimensional
drawings.

We

SwivelLok® Multi-Position
with Male Non-Metallic Liquidtight Fittings

Trade Black Gray

Size (metric designator) Catalog Numbers Catalog Numbers
g (12) PS0389NBK PS0389NGY

/22 (16) PS0509NBK PS0509NGY

34 (21) PS0759NBK PS0759NGY
17(27) PS1009NBK PS1009NGY

Note: See pages T-116 and T-117 for additional technical data and dimensional
drawings.

PSO509NGY - SwivelLok
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90° Angle with Male Non-Metallic Liquidtight Fittings

Trade Black Gray

Size (metric designator) Catalog Numbers Catalog Numbers

14 (10) F20259 -

11/ (35) P1259NBK P1259NGY

Note: See pages T-116 and T-117 for additional technical data and dimensional P1259NGY
drawings.
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SwivellLok Flexible Conduit Kit

Trade Size (metric designator) Fitting and Conduit Catalog Numbers
/2 (16) 2 PS0509NGY, 6’ G1050 PS05GYKIT
34 (21) 2 PSO0759NGY, 6’ G1075 PSO07GYKIT

PSO5GYKIT

Note: See pages T-116 and T-117 for additional technical data and dimensional
drawings.
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Dimensions in Inches (mm) www.hubbell-wiring.com Wiring Device-Kellems T-111




