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REVISIONS
ZONE REV DESCRIPTION DATE APPROVED
NO LOGO  NORTECH LOGO
Technologfés
PART NUMBER INFORMATION
PART# LOGO STYLE SUPPLIED
A29E922159 [NO LOGO BULK
C88E000216 [NO LOGO PACKAGED
0.620 [15.75] A29E922152 [NORTECH LOGO |BULK
C88E000263 [NORTECH LOGO | PACKAGED
CONNECTOR COVER:
@ 1.MATERIAL: POLYPROPYLENE HOMOPOLYMER
2.COLOR: BLACK
#4-24, TYPE 25 CROSS RECESS 3.DIMENSIONS: INCHES [MM]
MATERIAL: STEEL 4. TOLERANCE: +0.015 [0.381]
FINISH: BRIGHT ZINC (HEXAVALENT CHROMIUM FREE)
QTY: 2 EACH
INSERT TREE
1.MATERIAL: POLYPROPYLENE HOMOPOLYMER
2.COLOR: BLACK
3.DIMENSIONS: INCHES [MM]
4.TOLERANCE: +0.015 [0.381]
UNLESS OTHERWISE
S5 OTHEF Northern I A
L ALL DIMENSIONS ARE IN Technologies TECHNDLOGIES WRITTEN PERMISSTON.
INCHES (MM)
2. DIMENSIONS ARE TYPICAL
PART NUMBER SEE PART NUMBER INFORMATION
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