NOTE: ALL MATERIAL COMPLIANT ROHS STANDARD

REVISION INFORMATION
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Conductor: 28AWG Copper: P1 P2
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P2 USB A

TYPE M

. : B: (Black)
o Drain——-5 C: (Clear)
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