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Z-PACK 2Zmm FutureBus+ Connectors iContinued)
IEC61076-4-0X(48B)

Catalog 1307767
Issued 11-99

Receptacle Assemblies
with Solder Leads and
Compliant Press-Fit Leads

Material and Finish:

Mousing — Liquid crystal polymer
Receptacle Contacts — Copoer alloy
18C, duplex plated golc flash over
0.0008 w1, pelladium-nickel or: maling
surface, 0.0C38 min. -in-lead on solcer
lead, with enlirz contact underdlated
0.0013 nickel

Related Product Data

Material Specifications — page 793
Compliant Press-Fit Contact
Specifications — page 293
Application Tooling — page 360

Technical Decuments
Product Specification
108-1421

Application Specification
114-1075

{nstruction Sheets

A08-6927_ A08-9910, 408-9979
Electrical Perfarmance Report
1242176

5 Row Select Load R/A
Receptacle Assemblies

Notes: Rignt angle receptacles can
be select loaded oy celumn.

Consdall AMP Incorporated
for loading patterns and part
numbers

5 Row Extended Length R/A
Receptacle Assemblies
Part Number 223036

Part Number 223054

Notes: Refer to customer drawing
far specif ¢ loading patterns
anc part numbers.

Consult AMP Incorporated
for additional versicns.

5 Row — Signal Modules, Right Angle Receptacle Assemblies
{Free-Board Connectar), 2mm x 2mm Circuit Grid
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per IFC-D-300, Type H, Class C {Companent Side}

Recepiacle Assembty

No. ol

Part Numbars

Dimensions

ool with Solder Leads with Seating
A B 2.73 [.107] 3.53 [139) Prese-Fit Tocling
Lead Length  Lead Length Leads
a0 e ey 223004-1 223007-1 223008-1
80 23.89 200 223004-2 223007-2 2230062
30 e 3.0 2230043 223007-3 223008-3
120 A 16,00 229004-4 2230074 2230084
150 3988 i 223004-5 223007-5 223008-5 ,
180 4 oo 223004-6 223007-5 223008-6 é’g:égﬁ
213 3388 s2.00 223004-7 223007-7 223008-7
249 9558 o0 223004-8 223007-8 223008-8
270 10788 196.00 2230049 2230070 2230089
300 P 11800 1.223004-0  1-223007-0  1-223008-0
3an s 13000 1-223004-1 1-223007-1 1-223008-1

Note: Contact AMF for additional sizes.

Multi-User Systems

AMP Technical Support Center/AMP FAX Service

1-800-522-6752 717-986-7777

Dimensions are in

millimeters over [inches]

WWW.amp.com

Specifications
subject to change.



