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Gigahit Ethernet and Fibre Channel Cable Assemblies (continue:
IEEE 802.3Z and NCITS T11

HSSDC to DB-9 (AMPLIMITE) Cable Assemblies

Plug Cable Assembly,
DB-9 (AMPLIMITE)
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Wiring Schematic - Cable Shield
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Length Cal;lﬁ'glze Nlr:'lgef M
.25m [B2.02£.121. 30 1324668-1
5m [1.64x.124t) 30 1324668-2*
Im [3 28+ 12ft ] 30 1324688-3°
1.5m [4.92+121 ] a0 2-1324666-1 .
2 [6.56=.25M.] 20 13246664 =
2.5m [B2.02z.25f ] 30 2-1324668-2 %
3m [1.64+.120t) 30 1324668-5° =8
3.5m [3.28x.12K.] 30 213246583 %)
am [9.84+.25ft ] 30 73046686 =]
**5m [16.40=.25M.] 28 1324666-7" s
**8m [26.25=.50f.] 28 13246688 <@
**10m [42.65+.50f.] 28 1-1324668-0 %
*13m [42.652 5001] 28 13246689 =
“15m [49.212.501t] 8 2.13246564 =
**20m [65.62+.501t.] 28 2-1324668-5 )
**10m [32.81x.501t.] 22 1-1324668-4° g_
**13m [42.65+.50ft.] 22 1-1324668-1 @
**15m [49.21+.50ft.] 22 1-1324668-2 C:E:I
*17m [55.77+.50f] z2 113246685 4
**20m [65.62+.50f.] 22 1-1324668-3 3
**25m [B2.02+.501] 22 1-1324668-6 =
*+30m [107 43:.501.] 2 1-13p4G66-7 b33
**33m [108.27+.501 ] 22 1-1324688-8
**35m [114.83+.501.] 22 1-1324688-3
**40m [131.231.501.) 22 2-1324668-0

Custom length assemblies alsc available.
*Suitable for infra-Cabinet applications. All part numbers are suitable for Inter-Cabinget applications.
*Equalized
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