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Mounting Holes (component side) for Printad Circuits
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Schematic Depiction in Accordance with DIN
Type n A B c D
C 31 78,74 88,9 94 89
cr2 15 38,1 48,26 53,36 48,36
i3 9 22,86 33,02 38,12 33,12
Dimensions in mm
Part Number Table
IEC Type C Male Connectors
No. Positions Rows DIN Level Connector Length Part Number
Straight 29 mm 2-1393645-6
Thirc Length C/3 30 ABC n Right Angle 3.0 mm 6-1393644-31
Straight 4.5 mm 2-1393502-5
Halt Length C/2 48 ABC i Right Angle _ 3.0mm 213936457
Straight 4.5 mm 3-1303615-1
Straight 2.9 mm 2-1393502-7
64 AL 1 Right Angle 3.0 mm 9-1393644-4' 2
Straight 4.5 mm 3-1393645-7
Full L th C
Hibend Siraight 29mm 213035026
96 AB,C ] Right Angle 3.0 mm 9-1393644-1*2
Straight 4.5 mm 3-1393645-6

TAvalable with mounting clip by request.
2avallable with polarization by request.

Note: Performance Level | available upon request.

a8 Addendurm

AMP Technical Support Center/AMP FAX Servica
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Dimensions are in
millimeters over [inches]
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Specifications
subject to change.



