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Electronics HDP-20 Basic Shielding Hardware Kits (Continued)
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Size P%:?ttigtr:lls - E Outer Dia. Bundle Method Plug Kit Numbers  Receptacie Kit Numbers
Range Dia.t
1 g 700 1.535 .165-.455 350 Standard 747522-1 7475231
17.78 38.99 4.19-11.56 8.89 Clinch Nut 748526-1 748536-1
2 15 1.024 1.535 .165..455 as50 Standard 747538-1 74753581
26.01 38.99 4.19-11.56 8.89 Clinch Nut 750636-1 787908-1
3 o5 1.576 1.535 .165-.455 350 Standard 747554-1 747556-1
40.03 38.99 4,16-11.56 8.89 Clinch Nut - 749763-1
2.215 1.892 .338-.562 450 Standard 747570-1 7475711
4 37 56.26 48.06 8.50-14.28 11.43 Clinch Nt 7869291 —
2120 1.876 .338-.480 450
5 50 53.85 47 65 8.50-12.19 1143 Standard 7475771 747578-1
Notes: 1. Plugs accept size 20 DF pin contacts and receplacles accept size 20 DF socket contacts.
2. Components of the kits are shipped unassembled and bulk-packaged in quartities of 100 pieces.
1Maximum cable diameter after jacket and braid removed. P

: 100
Catalog 82068 Dimensions are in inches and Dimensions are shown for  USA: 1-800-522-6752 South America; 55-11-3611-1514
Revised 3-04 millimeters unless otherwise reference purposes only. Canada: 1-905-470-4425 Hong Kong: 852-2735-1628
specified. Values in brackets Specifications subject Mexico: 01-800-733-8926 Japan: 81-44-844-8013
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