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Shielding Hardware
Enclosure Kits

Receptacle
Each kit contains:
m Connector
m Inner shield
m Quter shield
W Enclosure
B Two jackscrews
Contacts and ferrules must be purchased
separately.
Material and Finish:

Connector Shell—Stee!, tin plated

Connector Insert—94V-0 ratad
thermoplastic, black

Shie¥ds—Sieel, tin plated
Enclosure—PYC, black
Jackscrews—7inc alloy

Related Product Data:

Contact Arrangements—page 41
Performance Characteristics—
nage 42

Contacts—page 114
Ferrules—page 113

Application Tooling—pages 113 &
114

Mateable Connectors—

pages 110 & 111

Mating Hardware—pages 151-155,
158-160

Mating/Panel Mounting—page 43

Technical Documents:

Application Specifications—
114-10001

Product Specification—108-1268
Instruction Sheet---408-9381
408-9172

Note: Instruction Sheets for AMP Tooling are
packaged with the tooling. For additional
informaticn 2/l the Tooling Assistanse
Center: 1-800-722-1111.

AMPLIMITE Subminiature D Type Gonnectors
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HDP-22 Crimp Snap-in Contact Conneclors (Continued)
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Diameter Dia. 0.D. (Max.) Number
1.640 1355 .630 ,190-.330 .330
1 15 4i86 3442 1600  483-838 a3g (184731 7486391 330 oonis
1640 1.685 .630 190-.330 .330 8.38 ’
2 26 2166 4280 1600  4.83-838 gaa /184741 748640
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Notes: 1. Plugs accept size 22 DF pin contacts and receptacles accept size 22 DF sockel contacts.
2. Compenents of the xits are shipped unassembled and bulk-packaged in quantities of 100 pieces.

tMaximum cabie diameter after jacket and braid removed.
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Oimensions are in inches and
millimetars unless otherwise

specified. Values in brackets

are metric gquivalents.

USA: 1-800-522-6752

Canada: 1-905-470-4425
Mexico: 01-800-733-8926

C. America: 52-55-5-729-0425

Dimensions are shown for
reference purposes only.
Specifications subject

to change.

South America: 55-11-3611-1514
Hong Kong: 852-2735-1628
Japan; 81-44-844-8013

UK: 44-

141-810-8967




