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IC Sockets Revised 6-98
Test Sackets (Continue)
Reusahle Receptacles for Closed Bottom
Gomponent Testing
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Finish
Accepts Lead Size _Cup — Sp_ring Part Number
Goid’ Gold 3305881
013-.040 TinLead Gold 380598-2
0:46-1.02 Tinlead  TinLead 3805983
.036-.051 Tin-Lead Tin-Lead 1-380758-C
0.91-1.30 Tin-Load Gold’ 1-380758-1
A. Receptacle spring member 5o [D.00076] gold plating over nicke! plating
assures true readings by
maintaining uniform pressure
to create maximum conduc-
tivity and hold component
lead in place. Open Bottom
B. Flared lip acts as a stop 284 q25
for the socket and creates a gag 13.18)
bellmouth entry for easy
insertion ot component ) @
088
ieads. (224)
C. Receptacles firmly retain
component leads in two 035 __J |ﬁ
ranges: .018-.040 083
[0.46-1.02] and .036- .051
[C.19-1.30],
D. Drawn copper cup in all Finish
. i A ts Lead Slze : Part Number
sizes and styles is inserled e e gu" Spring 5
inte Q89 [2.26] mountin cld’ Gold 380635-1
hole (2.26] 9 -018-.040 Tin-Lead Golc! 3806352
: 0.46-1.02 Tin-Lead Tin-Lead 3606055
E. Open-end styles are avail- .036~.051 Tin-Lead “in-Lead 5402061
able for lead feed-through, 0.91-1.30 Tin-Lead Gald’ 540206-2
~.000030 |0 00076} gold plating over n'ckel plating.
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Finish
Accepts Lead Size Cup Spring Part Number
.018-.040 Tin-Lead Gold 1-380737-0
0.46-1.02 Tin-Lead Tin-_ead 6405931
000030 [8.00076] gold plating aver nicke! plating.
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For drawings, technical dama or samples, coatact your AMP szlas engineer i call the AMP Product Infermation Center: 1-800-522-6752.
Dmansions are in inches anc millimetars Urless otherwise specified. Values in brackets are motric equivalents.
Specifizations subiect to change. Gonsilt AMP for latest spacifications



