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Type B Pin Assemblies

Type C Pin Assemblies

Type R Pin Assemblies,
4.57 [.180] Solder Post
Length

Type R Pin Assemblies,
6.35 [.250] ACTION PIN
(Press-Fit) Post Length,
Programmable

(for 2.36 [.093] Min. Thick PC Board)

Type R Pin Assemblies,
Eye of the Needle
Compliant Pin, 4.06 [.160]
Post Length, Programmable

Type R Pin Assemblies,
13.23 [.521] ACTION PIN
(Press-Fit) Post Length,
Programmable

(for 2.36 [.093] Min. Thick PC Board)

Eurocard Connectors
per DIN 41612 and IEC 60603-2

AP

MFBL (Make First/Break Last) Connector System (Continued)

Number of Rows DIN
Positions Loaded* Level Part Number*
32 - [ 148103

*Refer to customer drawing for specific loading patterns and part numbers.

osiione, Loadedr Lovel Part Number®
536437
9% - I 536366
1483302

*Refer to customer drawing for specific loading patterns and part numbers.
1 With Boardlocks
2 Reverse Polarized

Number of Rows DIN .
Positions Loaded* Level Part Number
96 — i 536744

*Refer to customer drawing for specific loading patterns and part numbers.

Number of Rows DIN

Positions Loaded Level Part Number
96 AB,C ] 536019-5
64 AC 1l 536098-5
150 AB,C 1] 536096-5

Number of Rows DIN

Positions Loaded Level Part Number
48 AB,C 1l 148472-4
96 AB,C 1l 148304-4

Number of Rows DIN

Positions Loaded Level Part Number
96 AB,C I 536067-5
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Dimensions are in millimeters
and inches unless otherwise
specified. Values in brackets
are U.S. equivalents.

USA: 1-800-522-6752
Canada: 1-905-470-4425
Mexico: 01-800-733-8926

C. America: 52-55-5-729-0425

Dimensions are shown for
reference purposes only.
Specifications subject

to change.

South America; 55-11-3611-1514

Hong Kong: 852-2735-1628
Japan: 81-44-844-8013
UK: 44-141-810-8967
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