
  Safety light curtains
      from rugged to small

New!
Ask for best price

• Safety level type 4, PLe, SIL3

• Finger and hand type available

• Very fast version with down to 7ms off time

• Aluminum, aluminum/polycarbonate and 
polycarbonate housing available

• Operating range up to 9m

• IP67 degree of protection

• Integrated muting functionIntegrated muting function

SF4C
Polycarbonate housing

SF4B(V2)
Aluminum housing

SF4B-C
Polycarbonate / Aluminum 
housing

SF4 series
SF4B · SF4B-C · SF4C
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Ask us about the best 
Ask us about the best 
Ask us about the best possible price!

possible price!
possible price!
possible price!
possible price!
possible price!

❐  Please contact me and make me an offer for  ________pieces of _________________________________________

Has our offer piqued your interest? 
Then please fi ll out this form and fax it to:

 +49 (0) 8024 648 553

Typical applications

Table-top workstation Guarding space around welding robotMuting function for feeding machines

Special offer request:  

Name

Position / Department

Tel. / Fax

e-mail

Company

Street / No.

Postal code / City

 Panasonic Electric Works Europe AG
Rudolf-Diesel-Ring 2 • 83607 Holzkirchen
Tel.: 08024 648-0 • Fax: 08024 648-111
e-mail: info.peweu@eu.panasonic.com
www.panasonic-electric-works.com

Aluminum housing
SF4B series

Aluminum / Polycarbonate  
housing SF4B-C series

Polycarbonate housing
SF4C series

Finger 
protection

Hand 
protection

Protective 
height (mm)

Hand 
protection

Protective 
height

Finger 
protection

Hand 
protection

Protective 
height (mm)

SF4B-F23(V2) SF4B-H12(V2) 230 SF4B-H12C 263 SF4C-F15 SF4C-H8 160

SF4B-F31(V2) SF4B-H16(V2) 310 SF4B-H16C 343 SF4C-F23 SF4C-H12 240

SF4B-F39(V2) SF4B-H20(V2) 390 SF4B-H20C 423 SF4C-F31 SF4C-H16 320

SF4B-F47(V2) SF4B-H24(V2) 470 SF4B-H24C 503 SF4C-F39 SF4C-H20 400

SF4B-F55(V2) SF4B-H28(V2) 550 SF4B-H28C 583 SF4C-F47 SF4C-H24 480

SF4B-F63(V2) SF4B-H32(V2) 630 SF4B-H32C 663 SF4C-F55 SF4C-H28 560

SF4B-F71(V2) SF4B-H36(V2) 710 SF4B-H36C 743 SF4C-F63 SF4C-H32 640

SF4B-F79(V2) SF4B-H40(V2) 790 SF4B-H40C 823  -  -  -

SF4B-F95(V2) SF4B-H48(V2) 950 SF4B-H48C 983  -  -  -

SF4B-F111(V2) SF4B-H56(V2) 1100 SF4B-H56C 1143  -  -  -

SF4B-F127(V2)  - 1270  -  -  -  -  -

Options – cables Options – mounting brackets

SFBCCB3 Cabel for SF4B, 3m MSSFB1 Brackets for SF4B (4 pieces/set)

SFBCCB3MU Cabel for SF4B (muting), 3m MS-SF4BC-1  Brackets for SF4B-C (4 pieces/set)

SFBCCB7 Cabel for SF4B, 7m Option – control unit

SFBCCB7MU Cabel for SF4B (muting), 7m SFC13 Control unit for all SF4 light curtains


