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CONN OUTER MOLD: wM-020
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CONN OUTER MOLD: w—-020 P2
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Electronic Test:

1.100% Test,(Open,Short,Miss Wire)
2.Contoct Resistance:2 ohm max.
3.Insulation Resistance:1M ohm min.
4.Hi—-Pot: 100V DC/10ms

1PCS/PE_BAG
BLACK L=80mm
HEAT SHRINK TUBE BLACK OD1.5°L15mm.
CLEAR SIZE:100°200°0.05mm PRINT BLACK"MADE IN CHINA™.
OUTER MODEL PYC 45P COLOR BLACK

3.55T MALE Troy6.0mm L=30mm MOLD TYPE NI—PLATED INSULATOR COLOR:BLACK
NOUL 2BAWG(7,/0.12 TC)*2C(RED,WHITE)+S(43/0.12 TC) JACKET BLACK OD:3.0MM L=2020%20mm.,
SPFCIFICATION

Scale 11 Name Item No.

TOLERANCE Drawn 07/23/12 AKZOSIMM

Miller
XX +0.40

XXX |20.25 Approved | 07/23/12 Warner | Title Stereo Connection Cable,2.0M, 3-pin,
XXXX | +0.15 3.5mm Stereo Male <=> 3.5 Stereo Male

Ro H s Angle 13° Drawing No.
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