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Without Insulator Support
Dimensions _ = N
Positions A B C D E E
9 30.81 24.99 16.92 16.33 11.08 10.16
15 39.14 33.32 25:50 24.66 19.39 17.78
25 53.04 47.04 38.96 38.38 33.24 30.48
37 69.32 63.50 55.42 54.84 49.86 45.72
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Compliant

A-DFFO9LPXX-III-R

TITLED-SUB, FEMALE, FLAT RIBBON CABLE

ASSEMBLY, 9 PIN, LOW PROFILE, METAL
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