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ITEM NO.

TITLE

AK401-2-R
Serial/Parallel Connection Cable - 25pin, 2M

Unit: MM

Material:
•  Cable: NOUL 28AWG*25C+D+AL
      - OD: 6.5MM
      - Color: Beige
•  Connectors: DB25P Male Solder Type
      - Pin G/F
      - Blue insulation
      - DKN w/o Nut Beige
•  Screw: #4-40UNC L=12.5MM, Nickel plated
•  S/R Beige 45P PVC
Electrical:
•  100% Test (Open, Short, Miss Wire)
•  Contact Resistance: 2� Max.
•  Insulation Resistance: 5M� Min.
•  Hi-Pot:300V DC
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