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Jacket
Material:
Bare Copper: * 4X2, 24AWG, twisted pair, 7*0.19+0.15MM
- OD: 5.2MM+0.30MM
* Insulation: HDPE-8380
) + Jacket: PVC
Insulation + Contact Plug: UTP RJ45, 50"
+ 568B Color wire standard
1 2 3 4 * Molded snaglass boot with strain relief
oRG . + Spot length on boot
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300 cables per carton
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