BACO

Complete units: Pushbuttons ¢ 22mm

@ Technical Info (p.103)

» MAINTAINED - ILLUMINATED

Chrome Bezel

Black Bezel

FLUSH Part Number Part Number
LED blocks
<S5l
i ’“5 12/24 Vac/pc
L =9 ® Red NO+NC L21CH10-3EARL11 L22CH10-3EARLT1
p? ® Green NO+NC L21CH20-3EAGLT1 L22CH20-3EAGLTI
! lE!l?p Yellow NO+NC L21CH40-3EAYL11 L22CH40-3EAYLT1
S O White NO+NC L21CH50-3EAWL11 L22CH50-3EAWLT1
® Blue NO+NC L21CH60-3EABL11 L22CH60-3EABLI11
L21CH20-3EAGLT1
130 Vac
® Red NO+NC L21CH10-3EARM11 L22CH10-3EARM11
® Green NO+NC L21CH20-3EAGMT1 L22CH20-3EAGMT1
Yellow NO+NC L21CH40-3EAYM11 L22CH40-3EAYMT1
O White NO+NC L21CH50-3EAWM11 L22CH50-3EAWMT1
@ Blue NO+NC L21CH60-3EABMT1 L22CH60-3EABMT1
230 Vac
® Red NO+NC L21CH10-3EARHT1 L22CH10-3EARHT1
® Green NO+NC L21CH20-3EAGHT1 L22CH20-3EAGH11
Yellow NO+NC L21CH40-3EAYH11 L22CH40-3EAYHT
O White NO+NC L21CH50-3EAWHT1 L22CH50-3EAWHT1
® Blue NO+NC L21CH60-3EABHT1 L22CH60-3EABH11
PROJECTING
©29.9 LED blocks
- y £ 12/24 Vac/pC
- ® Red NO+NC L21CK10-3EARL11 L22CK10-3EARLT1
< ® Green NO+NC L21CK20-3EAGL11 L22CK20-3EAGLT1
EQ Yellow NO+NC L21CK40-3EAYL11 L22CK40-3EAYL11
LQL,W» 26 O White NO+NC L21CK50-3EAWLIT1 L22CK50-3EAWL11
® Blue NO+NC L21CK60-3EABL11 L22CK60-3EABLI1
L21CK40-3EAYLT
130 VAc
® Red NO+NC L21CK10-3EARMT1 L22CK10-3EARM11
® Green NO+NC L21CK20-3EAGM11 L22CK20-3EAGMT1
Yellow NO+NC L21CK40-3EAYM11 L22CK40-3EAYMT11
O White NO+NC L21CK50-3EAWM11 L22CK50-3EAWM11
® Blue NO+NC L21CK60-3EABM11 L22CK60-3EABMT1
230 Vac
® Red NO+NC L21CK10-3EARHT1 L22CK10-3EARHT1
® Green NO+NC L21CK20-3EAGHT1 L22CK20-3EAGHT1
Yellow NO+NC L21CK40-3EAYH11 L22CK40-3EAYHT1
O White NO+NC L21CK50-3EAWH11 L22CK50-3EAWHT1
® Blue NO+NC L21CK60-3EABH11 L22CK60-3EABHT1

21



