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RoHS LABEL
REQUIRED
PLUG TYPE: CONNECTOR TYPE:
NEMA 5-15P AGENCY LABEL IEC 60320-1, CS
VOLEX RESERVES THE
RIGHT TO ALTER
NON-CRITICAL DIMENSIONS NOTES:
WITHOUT NOTICE. > CORDAGE: 18/3 SPT-2, 60°C, BLACK, INTEGRAL, LEAD
FREE
PACKAGING: BULK (NO HANK 0OR COIL) 2y APPROVALS: @
3) RATING: 2.5 AMP/125S VvOLTS
4) PACKAGING: 200 PIECES/CARTON
S) ALL DIMENSIONS IN MILLIMETERS UNLESS OTHERWISE
NOTED.
1 C.UD - NEW RELEASE 11/20/07
REV DESCRIPTION DATE
g_samosono:m. IN . MATERIAL: SCALE: ECO: ITEM DESCRIPTION
O Conover, N.C. Proprictary PLUG PVC, BLACK | NOT TO CORDSET - NORTH AMERICAN
[ Freemont, CA i JACKET: PVC, BLACK SCALE N/A DETACHABLE POWER SUPPLY CORD (3')
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