GlobalMark Print Ribbons
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GlobalMark®2 Industrial Print Ribbons

“Drop & Click” print ribbons for quick supply changes.
e Super-Tough smear-proof ribbons assure your printed text
lasts for years outdoors and in an industrial environment

¢ Ribbons ship self-contained in cartridges that drop straight
in to the GlobalMark® with a “click”
e No calibrating, no threading, no wasted feeding, no
5 E/xaén;:;/e OHf:b ~ Examples of hassles, and the ink will always be facing the right direction!
ngle olorFbhen Multi-Color Paneled Ribbons » 2 and 4-color “paneled” ribbons are used to print labels
and signs containing more than 1 print color

e Patent D481,755

Single Color Print Ribbons

Catalog # Color Size Inch (mm) Length

76739 BN Black 4.110 (104.4) 200 ft. (60.9 m)
134352 I Black (for use with B-854 & B-855 ToughWash™ material only) 4,110 (104.4) 200 ft. (60.9 m)
96089 B Black (for use with RTK labels) 4.110 (104.4) 200 ft. (60.9 m)
76741 White 4110 (104.4) 200 ft. (60.9 m)
76743 B Red 4.110 (104.4) 200 ft. (60.9 m)
76745 [ BT 4.110 (104.4) 200 ft. (60.9 m)
76747 I Green 4.110 (104.4) 200 ft. (60.9 m)
76749 BN Magenta 4110 (104.4) 200 ft. (60.9 m)
76751 Yellow 4.110 (104.4) 200 ft. (60.9 m)
76752 [ Orange 4110 (104.4) 200 ft. (60.9 m)
76759 s Process Cyan 4.110 (104.4) 200 ft. (60.9 m)
76760 Process Yellow 4.110(104.4) 200 ft. (60.9 m)
76761 I Process Magenta 4.110(104.4) 200 ft. (60.9 m)

Two Color Print Ribbons
Catalog # Color Size Inch (mm) Length

4.110 (104.4mm) x 8.000 (203.2mm) Panels
Typical yield: One hundred 8” labels from 8” paneled ribbon

Benchtop Printers

76739 I Black 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
76763 Black & Red 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
110220 I Red & Green 4,110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
76775 ] Black & Blue 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
76767 I Black & Yellow 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
76771 T Black & Orange 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
76779 N Black & Green 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)

4.110 (104.4mm) x 16.000 (406.4mm) Panels
Typical yield: Sixty 16” labels from 16” paneled ribbon

76762 | Black & Red 4.110 (104.4) x 16.000 (406.4) Panels 200 ft. (60.9 m)
76774 ] Black & Blue 4.110 (104.4) x 16.000 (406.4) Panels 200 ft. (60.9 m)
76766 ] Black & Yellow 4110 (104.4) x 16.000 (406.4) Panels 200 ft. (60.9 m)
76770 [ D Black & Orange 4.110 (104.4) x 16.000 (406.4) Panels 200 ft. (60.9 m)
76778 [ T Black & Green 4.110 (104.4) x 16.000 (406.4) Panels 200 ft. (60.9 m)
76782 ] Red & Blue 4.110 (104.4) x 16.000 (406.4) Panels 200 ft. (60.9 m)

Four Color Print Ribbons
Catalog#  Color Size Inch (mm)

4.110 (104.4mm) x 8.000 (203.2)mm Panels
Typical yield: Fifty 8” labels from 8” paneled ribbon

76787 I Black, Red, Blue & Green 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
110221 I B Rcd, Green, Yellow & Black 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
76791 . Black, Red, Blue & Yellow 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
76795 e ] I Cyan, Magenta, Yellow & Black 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
51447 I EEER  Black, Red, Orange & Blue 4.110 (104.4) x 8.000 (203.2) Panels 200 ft. (60.9 m)
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4.110 (104.4mm) x 16.000 (406.4mm) Panels

Typical yield: Thirty 16” labels from 16” paneled ribbon

76786 IS Black, Red, Blue & Green 4.110 (104.4) x 16.000 (406.4) Panels 200 ft. (60.9 m)
76790 I Black, Red, Blue & Yellow 4.110 (104.4) x 16.000 (406.4) Panels 200 ft. (60.9 m)
76794 e ] I Cyan, Magenta, Yellow & Black 4.110 (104.4) x 16.000 (406.4) Panels 200 ft. (60.9 m)
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