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Part Number Package Material Color Row Inch (mm)A  Inch (mm)B Inch(mm)C Inch(mm)D Inch (mm)E  Ribbon Diagram
0.375" Label Width (Continued)
THT-38-479-10 10,000  Polyimide Whie 7 0375 95 0375 (9.5) 0437 (11.1)  0.475(12.1) 3.200 (81.3) R6002  Fig. 1
THT-38-487-10 10,000  Polyimide White 7 0.375 (9.5 0.375 (9.5 0.437 (11.1) 0475 (12.1) 3.200 (81.3) R6002 Fig. 1
THT-38-497-10 10,000  Polyimide Whie 7 0375 95) 0.375 (9.5) 0437 (11.1) 0475 (12.1)  3.200 (81.3) R6002  Fig. 1
THT-143-499-3 3,000 Nylon Cloth White 4 0.375 Dia. - 0.475 (12.1) 0500 (12.7) 2.000 (50.8) R4902 Fig. 5
(9.5 Dia.)
THT-143-492-3 3,000  Polyester White 4 0.375 Dia. - 0.475 (12.1) 0500 (12.7) 2.000 (50.8) R6400 Fig. 5
(9.5 Dia.)
THT-92-498-2 1 Roll Vinyl Cloth White 1 0.375 (9.9) 165 ft (50.8 m) - - 1.000 (25.4) R4311 Fig. 3
THT-97-457-10 10,000 Polyimide White 10500 (127)  0.200 (5.1) - 0.300 (7.6) 0.700 (17.8) R6011 Fig. 2
THT-97-473-10 10,000  Polyester Whie 1 0500 (127)  0.200 (5.1) 0.300 (7.6) 0.700 (17.8) R6011 Fig. 2
THT-97-477-10 10,000  Polyimide White 1 0.500 (12.7) 0.200 (6.1) 0.300 (7.6) 0.700 (17.8) R6OT1 Fig. 2
THT-97-478-10 10,000  Polyimide White 1 0500 (127)  0.200 (5.1) 0.300 (7.6) 0.700 (17.8) R6011 Fig. 2
THT-97-487-10 10,000  Polyimide White 10500 (127)  0.200 (5.1) 0.300 (7.6) 0.700 (17.8) R6011 Fig. 2
THT-97-497-10 10,000  Polyimide White 1 0.500 (12.7) 0.200 (5.1) 0.300 (7.6) 0.700 (17.8) R6O11 Fig. 2
THT-36-422-10 10,000  Polyester White 5 0.500 (12.7) 0.200 (6.1) 0.625 (15.9)  0.300 (7.6) 3.200 (81.3) R6002 Fig. 1
THT-36-423-10 10,000  Polyester White 5 0500 (127)  0.200 (5.1) 0.625 (15.9) 0.300 (7.6) 3.200 (81.3) R6002  Fig. 1
THT-36-473-10 10,000  Polyester White 5 0.500 (12.7) 0.200 (5.1) 0.625 (15.9)  0.300 (7.6) 3.200 (81.3) R6002 Fig. 1
THT-96-473-10 10,000  Polyester White 4 0500 (12.7) 0.275 (7.0) 0.600 (15.2) 0.375 (9.5) 2.500 (63.9) R6002 Fig. 1
THT-96-477-10 10,000  Polyimide Whitt 4 0500 (12.7)  0.275 (7.0) 0.600 (15.2) 0.375 (9.5) 2.500 (63.5) R6002  Fig. 1
THT-96-487-10 10,000  Polyimide White 4 0500 (12.7) 0.275 (7.0) 0.600 (15.2) 0.375 (9.9) 2.500 (63.9) R6002 Fig. 1
THT-96-497-10 10,000 Polyimide Whitt 4 0500 (127)  0.275 (7.0) 0.600 (15.2) 0375 (9.5) 2,500 (63.5) R6002  Fig. 1
THT-148-422-10 10,000  Polyester White 4 0500 (12.7) 0.375 (9.5 0.600 (15.2) 0.475 (12.1) 2.500 (63.5) R6002 Fig. 1
THT-12-351-10 10,000 J@mlper-Resistant White 5 0.500 (12.7) 0.437 (11.1) 0.662 (16.8)  0.537 (13.6) 3.350 (85.1) R6202 Fig. 1
inyl
THT-12-413-10 10,000  Polyester Silver 9 0.500 (12.7) 0.437 (11.1) 0.662 (16.8) 0.537 (13.6) 3.350 (85.1) R6202 Fig. 1
THT-12-423-10 10,000 Polyester Whte 5 0500 (127) 0437 (11.1) 0662 (16.8) 0537 (13.6)  3.350 (85.1) R6002  Fig. 1
THT-12-426-10 10,000  Polyimide Amber 5 0.500 (12.7) 0.437 (11.1) 0.662 (16.8) 0537 (13.6) 3.350 (85.1) R4300 Fig. 1
THT-12-428-10 10,000  Metallized Silver 5 0.500 (12.7) 0.437 (11.1) 0.662 (16.8)  0.537 (13.6) 3.350 (85.1) R4300 Fig. 1
Polyester
THT-12-433-10 10,000  Removable White 9 0.500 (12.7) 0.437 (11.1) 0.662 (16.8) 0.537 (13.6) 3.350 (85.1) R6002 Fig. 1
Polyester
THT-12-438-10 10,000  Tamper-Evident  Silver 5 0.500 (12.7) 0.437 (11.1) 0.662 (16.8)  0.537 (13.6) 3.350 (85.1) R4300 Fig. 1
Polyester
THT-12-457-10 10,000  Polyimide White 9 0.500 (12.7) 0.437 (11.1) 0.662 (16.8)  0.537 (13.6) 3.350 (85.1) R6002 Fig. 1
THT-12-473-10 10,000 Polyester Whitt 5 0500 (12.7) 0437 (11.1) 0662 (16.8) 0537 (13.6)  3.350 (85.1) R6002  Fig. 1
THT-12-477-10 10,000  Polyimide White 5 0.500 (12.7) 0.437 (11.1) 0.662 (16.8) 0537 (13.6) 3.350 (85.1) R6002 Fig. 1
THT-12-478-10 10,000 Polyimide Whitt 5 0500 (127) 0437 (11.1) 0662 (16.8) 0537 (136)  3.350 (85.1) R6002  Fig. 1
THT-12-479-10 10,000  Polyimide Whie 5 0500 (127) 0437 (11.1) 0662 (168) 0537 (136)  3.350 (85.1) R6002  Fig. 1
THT-12-480-10 10,000  Polyester Sllver 5 0.500 (12.7) 0.437 (11.1) 0.662 (16.8)  0.537 (13.6) 3.350 (85.1) R6002 Fig. 1
THT-12-487-10 10,000  Polyimide White 9 0.500 (12.7) 0.437 (11.1) 0.662 (16.8) 0.537 (13.6) 3.350 (85.1) R6002 Fig. 1
THT-12-497-10 10,000  Polyimide White 5 0500 (12.7) 0437 (11.1)  0.662 (16.8) 0537 (136)  3.350 (85.1) R6002  Fig. 1
THT-99-477-10 10,000  Polyimide White 1 0.500 (12.7) 0.500 (12.7) 0.600 (15.2) 0.700 (17.8) R6O11 Fig. 2

Note: Labels in chart are sorted in order by width, height, vertical repeat, die number and material number.
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