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3522/R v acmve

3522 0RO 5% 3W

CGS | CGS 3522

TE Internal #: 2176230-1
TE Internal Description: 3522 OR0 5% 3W
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Resistor Type : Power Resistor

Number of Terminations : 2
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Please review product documents or contact us for the latest agency approval information.
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Product Type Features

Resistor Type : Power Resistor
Size Code: 2512

Element Type : Thick Film
Product Type : Fixed Resistor

Configuration Features

Number of Resistors: 1

Electrical Characteristics

Tolerance: 5%

Resistance Range (Q): <1K
Resistance (2): O

Power Rating (W): 3
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Termination Features

Number of Terminations: 2

Termination Type : Solder

Mechanical Attachment

Mount Style : Surface Mount

Dimensions

Dimensions (mm): 6.35 x 3.2 x .55

Usage Conditions

Temperature Coefficient (ppm/°C): £200



Packaging Features

Packaging Method : Taped & Reeled

PRODUCT COMPLIANCE

Compatible Parts
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SURFACE MOUNT RESISTORS
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SURFACE MOUNT RESISTORS
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Resistor Type : Power Resistor
Number of Terminations : 2

Size Code : 2512

Packaging Method : Taped & Reeled
Tolerance : 5%

Resistor Type : Power Resistor
Number of Terminations : 2

Size Code : 2512

Packaging Method : Taped & Reeled
Tolerance : 5%

View All Similar Products

Also in the Series | cGs 3522

Resistor Type : Power Resistor
Number of Terminations : 2

Size Code : 2512

Packaging Method : Taped & Ree
Tolerance : 5%
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TE Part # 1-1337445-0 TE Part # 1-1478979-0 TE Part # 352210RFT
BNC Str PCB Skt SMA STR PCB SKT 3522 10R 1% 3W
500hm Silver P GSS

$3.135 per unit $7.157 per unit $0.631 per unit
Inventory: 186 Inventory: 2205 Inventory: 10606
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