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£7, Crouzet

"Microvalve" series position detectors Rear connection by screw Part number 81283510

XXX

Symbol NO

Operating pressure (bar) 2—-8
Orifice diameter mm
Flow at 6 bars NI/min 138

1

24
Op temperature (° C) -5 +50

20

Dimension Diagram : 81 283 510
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PFC: End of travel position
Operating position (max output kV)
Release position (max. exhaust kV)
PR: Rest position
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