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PK-2013H Maintenance Tool Kit
PK-2013H contents

Pro-soft screwdriver  #1x75mm (#1x3.0")

Pro-soft screwdriver  #2x100mm (#2x4.0")

Pro-soft screwdriver  5x75mm (5x3.0")

Pro-soft screwdriver  6x100mm (6x4.0")

Professional 3 1/2 digital multimeters 

Dual color side cutting pliers

Dual color long nose pliers

Dual color lineman's pliers

PVC insulated tape

Measuring tape

Soft Sided Tool Pouch

Built for electrician, home 
use and DIY users, the 
handy soft sided tool 
pouch includes basic tools 
of multimeter, pliers and 
screwdrivers.

902-121 contents
Dual color long nose plier 136mm (5.4")

Dual color diagonal cutting Plier 125mm (4.9")

Precision screwdriver #0x20mm (#0x0.79")

Precision screwdriver #00x20mm (#00x0.79")

Precision screwdriver 2.0x20mm (2.0x0.79")

Precision screwdriver 3.0x20mm (3.0x2.79")

Double-end reversible screwdriver #2/6 mm

Fine tip straight tweezer

Carrying zipper bag

• Case size: 121x206x35mm (4.8"x8.1"x1.4")
• Individual packing: Color sleeve shrink

902-121 Compact Tool Kit

500-025 contents

Long nose plier 135mm (5.3")

Diagonal cutting plier 110mm (4.3")

Fine tip straight tweezer

Pro-soft s/d 3.2x75mm (3.2x3.0")

Pro-soft s/d #0x75mm (#0x3.0")

Precision screwdriver 2.4mm

Precision screwdriver #0

Needle file flat

Needle file round

Utility knife (3 blades self loading)

Zippered carrying bag

• Case size: 205x144x32mm (8.1"x5.7"x1.3")
• Individual packing: Inner box & Color label shrink

500-025 10 PCS Compact Tool Kit

PK-ST902
4 Pc Ergonomic ESD Safe Plier 
and Cutter Kit

PK-ST902 contents
5" Bent nose

4 1/2" Diagonal cutting

4 1/2" Pointed diagonal pliers

5" Flat nose pliers

• Case size:  260x170x38  mm (11.4"x8.7"x2.6")
• Individual packing: Color label+Srink

• Case size: 305x235x95mm (12"x9.3"x3.7")
• Individual packing: Color box
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PK-2015 Deluxe Basic Tool Kit 
PK-2015 contents

8" Adjustable wrench

LED Flash Light

Long nose plier 165mm (6.5")

Utility Knife (3 Blades self loading)

Lineman's plier 165mm (6.5")

Screwdriver Probe Voltage Tester 

Measuring tape 3M/10FT

Double-End Reversible Screwdriver  #2 /  6.0x100mm (4.0")

8PCS Aluminum Case Folding Hex Key 

9 in 1 Aluminum Handle Precision Screwdriver Set 

PVC Insulated Tape

Junior Multi-Purpose Saw

8 oz curved claw Hammer 

Pallet for PK-2015

Pallet for PK-2015

Plastic Tool Box

• Case size: 320x260x60mm (12.6"x10.2"x2.4")
• Individual packing: Color sleeve shrink

 500-047 contents

Lineman’s plier 165mm (6.5")

Side cutting plier 165mm (6.5")

Long nose plier 165mm (6.5")

6"Adjustable wrench

Desoldering braid

Solder core 63%, SN

Pro-soft screwdriver 3.0x100mm (3.0x4.0")

Pro-soft screwdriver #0x100mm (#0x4.0")

Pro-soft screwdriver #2x100mm (#2x4.0")

Pro-soft screwdriver 5.0x100mm (5.0x4.0")

Pro-soft screwdriver #1x100mm (#1x4.0")

Convertible soldering iron/gun 110V

Fine tip straight tweezer

Zippered carrying bag

500-047 Basic Electronics Kit

• Case size: 195x305x50mm (7.7"x12.0"x2.0")
• Individual packing: Color sleeve shrink

500-042 contents
Long nose plier

Flat nose plier

Bent nose plier

Clean cut micro nipper

Micro cutting plier 125mm (4.9")

4 pcs conductive tweezer set

Wrist strap 10FT

 ESD safe precision screwdriver #00

 ESD safe precision screwdriver #0

 ESD safe precision screwdriver #1

 ESD safe precision screwdriver 2.0mm

 ESD safe precision screwdriver 2.4mm

 ESD safe precision screwdriver 3.0mm

Tool bag

• Case size: 288x203x40mm (11.3"x8.0"x1.6")
• Individual packing: Inner box & Color label shrink

500-042 ESD Precision Tool Kit

NewNew
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PK-2096AI Computer & Notebook Service Kit
PK-2096AI contents
Long Nose Plier 135mm (5.3")

Diagonal Cutting Plier 110mm (4.3")

Needle Nose Plier 150mm (5.9")

Super Fine Tip Straight Tweezer 120mm (4.7")

Soldering Iron 30W (110V)

IC Extractor

Square scraper/Stainless steel brush

Slotted shaft/Split 45 lever

Tapered reamer/Tapered needle

Offset chip holder/45 chip holder

3 Prong Holder

Screwdriver handle
4pcs 1/4"x50mm(2.0") bits: 

 #1, #2,   5.0, 6.0mm
Extension blade 1/4"x30mm (1.18")
9pcs 1/4”x25mm (0.98") socket set: 

 3/16", 7/32", 1/4", 9/32", 5/16", 11/32", 3/8", 7/16", 1/2"

Wrist Strap 10FT

Desoldering Pump

3.6V Cordless Screwdriver (110V)

Zippered carrying bag

• Case size: 320x233x60mm (12.6"x9.2"x2.4")
• Individual packing: Color box

NewNew

500-003 contents
Long nose plier 135mm(5.3")

Diagonal cutting plier 110mm(4.3")

Fine tip straight tweezer

3 pcs Soldering aid tools

6" Adjustable wrench

Quick heat ceramic soldering iron 110V

Screwdriver handle

Pro-soft s/d 5.0x75mm(3.0")

Pro-soft s/d #1x75mm(3.0")

Desoldering braid

Crimping tool (inch)

Desoldering pump

IC extractor

3 prong holder

IC insert tool

Solder core 63%, SN

Parts tube

Heat sink

8 pcs bits pack

Zippered carrying bag

• Case size: 325x195x48mm(12.8"x7.7"x1.9")
• Individual packing: Inner box & Color label shrink

500-003 Computer Service Tool Kit

500-016 contents
Utility component storage box

Fine tip straight tweezer

Side Cutter 125mm (4.9")

Long nose plier 138mm (5.4")

Quick heat ceramic soldering iron 110V

Pro-soft s/d 3.2x75mm (3.0")

Pro-soft s/d #0x75mm (3.0")

Pro-soft s/d 5.0x75mm (3.0")

Pro-soft s/d #1x75mm (3.0")

Pro-soft s/d 6.0x100mm (4.0")

Pro-soft s/d #2x100mm (4.0")

Brush

Mini soldering stand with sponge

Desoldering pump

IC extractor

7 pcs folding type hex key set (inch)

Solder core 63%, SN

Utility knife (3 blades self loading)

Zippered carrying bag

• Case size: 330x220x48mm (13.0"x8.7"x1.9")
• Individual packing: Inner box & Color label shrink

500-016 School Tool Kit
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500-032 contents

Lineman’s plier 165mm (6.5")

Side cutter 125mm (4.9")

Long nose plier 165mm (6.5")

Soldering iron stand with sponge

Desoldering pump

Quick heat ceramic soldering iron 110V

Line color screwdriver 3.2x75mm (3.0")

Line color screwdriver #0x75mm (3.0")

Line color screwdriver 5.0x75mm (3.0")

Line color screwdriver #1x75mm (3.0")

Line color screwdriver 6.0x100mm (4.0")

Line color screwdriver #2x100mm (4.0")

Line color screwdriver nut 3/16"

Line color screwdriver nut 1/4"

6 pcs electronic screwdriver set

3-1/2 compact digital multimeter 

7 pcs folding type hex key set (inch)

PVC insulated tape

Solder core 63%, SN

Zippered carrying bag

• Case size: 375x250x60mm (14.8"x9.8"x2.4")
• Individual packing: Inner box & Color label shrink

500-032 Professional Electronic Tool Kit

500-026 contents
Fine tip straight tweezer

Side cutter 125mm (4.9")

Long nose plier 138mm (5.4")

Spring hook

6" Adjustable wrench

Quick heat ceramic soldering iron 110V

Desoldering braid

Micro cutting plier 130mm (5.1")

Wire stripper/cutter

PLCC extractor

Field service kit

Mini flash light

7 pcs folding type hex key set (inch)

Blowing brush

IC extractor

Extension blade 7" (175mm)

Nut blade 1/4", 3/8", 3/16", 5/16", 7/16", 11/32"

Driver blade T6

Driver blade T7

Driver blade T8

Driver blade T9

Super torque ratchet handle

8 pcs screwdriver blades:

#0, #1, #2             

3, 5, 6mm

 T10, T15

Inspection mirror

2 pcs pallets

Empty tool bag

500-026 Computer Maintenance Kit

• Case size: 400x295x70mm (15.8"x11.6"x2.8")
• Individual packing: Color box
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500-029 contents
Utility component storage box

Desoldering pump

Cutting plier 125mm (4.9")

Long nose plier 140mm (5.5")

Soldering iron 30W 110V

IC extractor

PVC screwdriver 3.2x75mm (3.0")

PVC screwdriver #0x75mm (3.0")

PVC screwdriver 5.0x75mm (3.0")

PVC screwdriver #1x75mm (3.0")

PVC screwdriver 6.0x100mm (4.0")

PVC screwdriver #2x100mm (4.0")

Solder core 63%, SN

Round hole bread board (1580 tie points)

Protective function analog multimeter

2 pcs soldering aid kit

Soldering iron box

Tool bag

• Case size: 400x275x90mm (15.7"x10.8"x3.5")
• Individual packing: Poly bag + Color label

500-029 Deluxe Education Tool Kit

500-017 contents
Reverse action tweezer

Fine tip straight tweezer

Brush

7 in 1 crimping tool

IC extractor

PLCC extractor

Screwdriver handle

 Pro-soft s/d 5.0x75mm (3.0")

 Pro-soft s/d #1x75mm (3.0")

 Pro-soft s/d 3/16"(inch)
Wrist strap 10FT

Utility knife (3 blades self loading)

LED Flash light

7 pcs folding type hex key set (inch)

3 prong holder

8"Adjustable wrench

Mini hammer set (including 6 parts)

5 pcs needle file set

Long nose plier 135mm (5.3")

Diagonal cutting plier 110mm (4.3")

Lineman’s plier 210mm (8.3")

Flat nose plier 135mm (5.3")

Bent nose plier 130mm (5.1")

6 pcs electronic screwdriver set

Desoldering pump

Quick heat ceramic soldering iron 110V

Solder core 63%, SN

3 pcs soldering aid tools

Heat sink

 / Double-end blade 175mm length 4mm/T6

 / Double-end blade 175mm length #1/#2

 / Double-end blade 175mm length 6mm/T8

 / Double-end blade 175mm length T10/T15

Extension blade 175mm (7")

Heavy duty zipper bag

500-017 Technician's Tool Kit

• Case size: 435x325x90mm (17.1"x12.8"x3.5")
• Individual packing: Color box
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1PK-1700NA contents

Utility component storage box

Long nose plier 135mm (5.3")

Diagonal cutting plier 110mm (4.3")

Dual Color Lineman's Plier

Bent nose plier 130mm (5.1")

Side cutting plier 150mm (5.9")

Dual color long nose plier

Reverse action tweezer

3 pcs soldering aid tools

Soldering iron stand with sponge

Adjustable wrench 6"

Ceramic Soldering Iron 110V

Pro-soft s/d 3/16"(inch)

Pro-soft s/d 1/4"(inch)

Pro-soft s/d 3.2x75mm (3.0")

Pro-soft s/d #0x75mm (3.0")

Pro-soft s/d 5.0x75mm (3.0")

Pro-soft s/d #1x75mm (3.0")

Pro-soft s/d 6.0x100mm (4.0")

Pro-soft s/d #2x100mm (4.0")

Pro-soft screwdriver 6.0x40mm (1.6")

Pro-soft screwdriver #2x40mm (1.6")

Desoldering braid

Brush

6 pcs electronic screwdriver set

Crimping tool (inch)

Desoldering pump

5 pcs needle file set

Testing screwdriver

Alignment tool 2.0mmx200mm (2.0mmx7.9")

IC extractor

Oil can

LED Flash light

7 pcs folding type hex key set (inch)

3 prong holder

6 pcs open-end wrench set

Heavy duty curved-claw hammer

PVC insulated tape

Stainless scissors 6"

Solder core 63%, SN

Parts tube

Heat sink

Utility knife (3 blades self loading)

Measuring tape 3M/10FT

Inspection mirror

Slip-channel pump pliers 254mm (10")

2 pcs pallets

Carrying tool case

1PK-1700NA Electronics Master Kit 

• Case size (O.D): 450x325x132mm (17.7"x12.8"x5.2")
• Individual packing: Color box

NewNew

Replaces 902-124 kit
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500-030 contents

Utility component storage box

Reverse action tweezer

3 pcs anti-static alignment tool kit

Micro cutting plier

Long nose plier

Diagonal cutting nipper

Long nose plier

Long nose plier 165mm (6.5")

Cabling splicing knife

4" Adjustable wrench

8" Adjustable wrench

Solder aid tool

Quick heat ceramic soldering iron 110V

DMM with mechanical mistake prevention operation

Line color screwdriver 3.2x75mm (3.0")

Line color screwdriver #0x75mm (3.0")

Line color screwdriver 5.0x75mm (3.0")

Line color screwdriver #1x75mm (3.0") 

Line color screwdriver 3.2x100mm (4.0")

Line color screwdriver 6.0x100mm (4.0")

Line color screwdriver #2x100mm (4.0")

Line color screwdriver 3.2x200mm (8.0")

Line color screwdriver 6.0x38mm (1.5")

Line color screwdriver #2x38mm (1.5")

Line color screwdriver 8.0x150mm (6.0")

Brush

6 pcs electronic screwdriver set

Snap ring plier set

Precision wire stripper

Multi-purpose crimping tool (inch)

23 pcs 1/4" socket set

Oil can

Mini flash light

7 pcs folding type hex key set (inch)

Center punch tool

Feeler gauge

Ball peen hammer with fiberglass handle

Spring hook  

Spring hook  

6" Steel ruler 

3 pcs soldering aid tools

Super torque ratchet handle

4 pcs hex driver blades: 1/16", 5/64", 3/32", 1/8" 
7 pcs nut driver blades: 
1/4", 3/8", 3/16", 5/16", 7/16", 11/32", 1/2" 

Double ended screwdriver 3mm/#0

Electrician's scissors

10 pcs electronic combination wrench (inch)

Inspection mirror

Slip-channel pump pliers 254mm (10")

ABS tool carrying case with second pallet

500-030 Service Technician's Tool Kit

• Case size (O.D): 463x331x171mm (18.2"x13.0"x6.7")
• Individual packing: Color box
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PK-15307EI contents

Long nose plier 135mm (5.3")

Diagonal cutting plier 110mm (4.3")

Dual color lineman’s plier 210mm (8.3")

Dual color long nose plier 165mm (6.5")

6" Adjustable wrench 

Dual color side cutting plier 165mm (6.5")

5 pcs needle file set

Ceramic Soldering Iron 110V

3-1/2 compact digital multimeter

Measuring tape (3M/10FT)

Solder core 63%, SN

7 pcs hex key set (inch)

Wire stripper cutter

Utility knife (3 blades self loading)

All Purpose Snip 

Solder aid tools

Desoldering pump

10 pcs electronic combination wrench (inch)

Flux bottle (2 pcs/pack)

Blow brush (Ø62mm/Ø2.4")

IC extractor

Slip joint plier 154mm (6")

Pro-soft screwdriver 3.0x75mm (3.0")

Pro-soft screwdriver #0x75mm (3.0")

Pro-soft screwdriver 5.0x75mm (3.0")

Pro-soft screwdriver #1x75mm (3.0")

Pro-soft screwdriver 6.0x100mm (4.0")

Pro-soft screwdriver #2x100mm (4.0")

Pro-soft screwdriver #2x250mm (10")

Pro-soft screwdriver 6.0x40mm (1.6")

Pro-soft screwdriver #2x40mm (1.6")

ProSoft Precision Screwdriver 2.0x50mm (2.0")

ProSoft Precision Screwdriver 2.4x75mm (3.0")

ProSoft Precision Screwdriver 3.0x100mm (4.0")

ProSoft Precision Screwdriver #00x50mm (2.0")

ProSoft Precision Screwdriver #0x75mm (3.0")

ProSoft Precision Screwdriver #1x150mm (6.0")

Soldering tip cleaner

Fine tip straight tweezer

Utility component storage box

Hobby vise

2 pcs pallets 

Aluminum frame tool case

PK-15307EI Electronic Tool Kit 

• Case size (O.D): 458x330x150mm (18"x13"x5.9")
• Individual packing: Color box

NewNew

Replaces 902-123 kit
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1PK-1900NA contents

Utility component storage box

Long nose plier 135mm (5.3")

Diagonal cutting plier 110mm (4.3")

Flat nose plier 135mm (5.3")

Bent nose plier 130mm (5.1")

Dual Color Lineman's Plier

Reverse action tweezer

Super drill set w/adaptor 110V

3 pcs soldering aid tools

Soldering iron stand with sponge

6" Adjustable wrench

Ceramic Soldering Iron 110V

Screwdriver handle

Pro-soft s/d 3/16" (inch)

Pro-soft s/d 1/4" (inch)

Pro-soft s/d 3.2x75mm (3.0")

Pro-soft s/d #0x75mm (3.0")

Pro-soft s/d 5.0x75mm (3.0")

Pro-soft s/d #1x75mm (3.0")

Pro-soft s/d 6.0x57mm (2.2")

Pro-soft s/d #2x57mm (2.2")

Pro-soft s/d #2x157mm (6.2")

Pro-soft s/d #1x150mm (6.0")

Pro-soft screwdriver 6.0x40mm (1.6")

Pro-soft screwdriver #2x40mm (1.6")

Brush

Crimping tool (inch) 

Desoldering pump

Precision s/d set 6 pcs

5 pcs needle file set

Mini-vacuum cleaner

Cleaning fluid, head (60cc)

Cleaning fluid, head (18cc)

3-1/2 compact digital multimeter

Testing screwdriver

IC extractor

LED Flash light

7 pcs folding type hex key set (inch)

3 prong holder

PVC insulated tape

6" Stainless scissors 

Solder core 63%, SN

Bit T10x30mm (1.2")

Bit T15x30mm (1.2")

Wrist strap 10FT

Utility knife (3 blades self loading)

10 pcs electronic combination wrench (inch)

Hobby vise (Jaw opening 40mm/1.6", width 60mm/2.4")

2pcs pallets

Aluminum frame tool case

1PK-1900NA Pro's Electronic Tool Kit

• Case size (O.D): 458x330x150mm (18"x13"x5.9")
• Individual packing: Color box

Replaces 500-007 kit
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PK-4027AI Master Electrical Tool Kit
PK-4027AI contents

Utility knife (3 blades self loading)

Electrician's scissors

LED flash light

8" Adjustable wrench

PVC insulated tape

Contact voltage tester

Lineman's plier

Side cutting plier

Long nose plier 165mm (6.5")

Quick heat ceramic soldering iron 110V 

6" Slip joint plier 

8" Slip-channel pump plier 

Pen solder 63%

Pro-soft screwdriver 3.0x75mm (3.0")

Pro-soft screwdriver #0x75mm (3.0")

Pro-soft screwdriver 5x75mm (3.0")

Pro-soft screwdriver #1x75mm (3.0")

Pro-soft screwdriver 6x100mm (4.0")

Pro-soft screwdriver #2x100mm (4.0")

Pro-soft screwdriver #2x200mm (8.0")

Heavy duty wire strippers/crimpers 206mm (8.1")

Measuring tape (5m/16ft )

9pcs ball point long arm hex key set:
1/16",5/64", 3/32",1/8"5/32",3/16",1/4", 5/16",3/8"

Flex head gear wrench:
5/16", 3/8", 7/16", 1/2", 9/16", 5/8", 3/4" 

3-3/4 autorange digital multimeter

Ball peen hammer with fiberglass handle

Utility component storage box

Plastic pipe cutter Ø6mm~25mm (Ø0.24"~1.4")

All purpose snip

Aluminum frame tool case w/2 pallets

• Case size (O.D): 486x325x159mm (19.1"x12.8"x6.3")
• Individual packing: Color box
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PK-15308EM contents

3-3/4 autorange digital multimeter

23 pcs 1/4" driver socket set

Heavy duty curved-claw hammer W/fiberglass handle

8" Adjustable wrench 

IC extractor

Hobby vise

Slip-channel pump pliers 254mm (10")

ProSoft Precision Screwdriver 2.0x50mm (2.0")

ProSoft Precision Screwdriver 2.4x75mm (3.0")

ProSoft Precision Screwdriver 3.0x100mm (4.0")

ProSoft Precision Screwdriver #00x50mm (2.0")

ProSoft Precision Screwdriver #0x75mm (3.0")

ProSoft Precision Screwdriver #1x150mm (6.0")

Wire Stripper Cutter

Pro-Soft Screwdriver 5.0x75mm (3.0")

Pro-Soft Screwdriver #1x75mm (3.0")

Pro-Soft Screwdriver 5.0X100mm (4.0")

Pro-Soft Screwdriver #1x100mm (4.0")

Pro-Soft Screwdriver 6.0X100mm (4.0")

Pro-Soft Screwdriver #2X100mm (4.0")

Pro-Soft Screwdriver 6.0x40mm (1.6")

Pro-Soft Screwdriver #5x40mm (1.6")

Pro-Soft Screwdriver #2x250mm (9.8")

Pro-soft screwdriver 5.0x75mm (3.0")

Pro-soft screwdriver #1x75mm (3.0")

Pro-soft screwdriver 5.0x100mm (4.0")

Pro-soft screwdriver #1x100mm (4.0")

Pro-soft screwdriver 6.0x100mm (4.0")

Pro-soft screwdriver #2x100mm (4.0")

Pro-soft screwdriver #2x250mm (9.8")

Pro-soft screwdriver 6.0x40mm (1.6")

Pro-soft screwdriver #2x40mm (1.6")

Fine tip straight tweezer

Utility component storage box

Long nose plier 135mm (5.3")

Diagonal cutting plier 110mm (4.3")

Lineman’s plier 165mm (6.5")

Dual color cutting plier

Dual color long nose plier

9 pcs ball point long arm hex key set

10 pcs electronic combination wrench (inch)

5 pcs needle file set

Ceramic Soldering Iron 110V

Desoldering braid

Solder core 63%, SN

PVC insulated tape

Utility knife (3 blades self loading)

Measuring tape 3M/10FT

All Purpose Snip 

Desoldering pump

Flux bottle (2 pcs/pack)

Blow brush (Ø62mm/Ø2.4")

Telescopic magnetic pick up tool

Inspection mirror

1pc Pallet

Heavy-duty ABS cases with wheels and telescoping handle

PK-15308EM Field and Maintenance Service Kit

• Case size (O.D): 465x335x190mm (18.3"x13.2"x7.5")
• Individual packing: Color  box
• Not designed to be checked as airline baggage.

1000mm/
39.37"

Replaces 902-126 kit
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PK-9102 110 Punch Down Tool Bundle

PK-9103 DIY Crimp Bundle for Phone & Computer

PK-9104 Weatherproof Compression Tool Bundle

PK-9105 Network Tool Bundle

• Combines Pro'sKit prime selections, providing expert 
quality and durability 

• For 110/88-style jacks and patch panels use

• Great value for money
• Varied selections of tools for easy operation

• Excellent durability and flexibility
• Combines varied selections of tools for easy operation
• Made of high quality materials with longer product life

• Highly integrated combinations of network tools offers 
great convenience 

• Total solution for cutting, stripping and crimping jobs.
• Structured of high quality materials with outstanding 

mechanism design for comfort and easy operation

PK-9102 contents

Wire Stripper Tool 
UTP/STP Multiconductor cable from 3.2~9mm(0.13"~0.35")max.

Punch Down Tool 110/88

• Individual packing: Double blister card

PK-9103 contents

Wire Stripper Tool 
UTP/STP Multiconductor cable from 3.2~9mm(0.13"~0.35")max.

Modular Crimping Tool 
8P8C, 6P6C, 6P4C, 6P2C

RJ-45 Connector (10 pcs / bag)

RJ-11 Connector (10 pcs / bag)

PK-9104 contents

All Purpose Snip

Coaxial Stripping Tool  For RG-58, 89, 62 &6 type

Compression Connector Crimping Tool For RG-59 & 6, 
Compressed distance: 0.8"±0.06"

F Type Connector for RG6 Quad Coaxial (10 pcs / bag)

PK-9105 contents

Wire Stripper Tool 
UTP/STP Multiconductor cable from 3.2~9mm(0.13"~0.35")max.

Modular Crimping Tool
8P8C, 6P6C, 6P4C, 6P2C

Punch Down Tool 110/88

RJ-45 Connector (10 pcs / bag)

RJ-11 Connector (10 pcs / bag)

• Individual packing: Double blister card

• Individual packing: Double blister card

• Individual packing: Double blister card
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500-001 Coaxial Crimping Tool Kit

500-001 contents

Crimper tool

Rotary coaxial cable stripper

Round cable cutter

Screwdriver #1x125
DIE: 

.255", .213", .187", .068" (Hex)

.319", .256", .213", .068" (Hex)

.043" (SQ), .100", 213", 068", .137", .255" (Hex)

.042" (SQ), .078", .151", .068", .128", .178" (Hex)

.10", .128", .429"
Carrying case

• Case size: 305x210x58mm (12.0"x8.3"x2.3")
• Individual packing: Color label shrink

500-031 contents

RJ-45 die set
RJ-11 die set
RJ-11 DEC die set
AMP RJ-45 die set
RJ-22 die set
Supercrimp crimp tool frame
Punch down tool with 110/66 blades
Multi-function wire strippers
6-position 4 contact flat stranded (50 pcs/bag)
8-position 8 contact round stranded (25 pcs/bag)
Blowing case

500-031 Professional Twisted Pair Installer Kit

• Case size: 340x250x65mm (13.4"x9.8"x2.6")
• Individual packing: Color label shrink

500-021 contents

Multi-network cable tester

Punch down tool with 110/66 blades

Modular crimping tool

UTP/STP cable stripper

4-position 4 contact flat stranded (50 pcs/bag)

8-position 8 contact round stranded (25 pcs/bag)

RJ-45 protection cap. (20 pcs/bag)

Zippered carrying bag

• Case size: 280x197x70mm (13.4"x9.8"x2.6")
• Individual packing: Inner box & Color label shrink

500-021 Category 5 Termination Kit

500-045 contents

Modular plug crimping tool

economy UTP stripper

Modular plug 50pcs

• Individual packing: Blister card

500-045 Modular Crimp  Tool Bundle
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902-297 DataGo Kit
902-297 contents

Modular plug 8P8C round cable, solid wire, 50u"(unit:10 pcs/bag)

Pro-crimper modular tool

Punch down tool with 110/66 blades

Multi-modular cable tester

Wire stripper tool

Spare pocket and tool holders allow user to expand the tool kit us-
age as they learn new applications 

Zipper bag

• Case size: 305x255x75mm (12"x10"x3")
• Individual packing: Color label shrink

PK-2097 Satellite Installation Tool Kit

PK-2097 contents

Pro-Crimper For CATV F Connectors RG59,6 

Rotary Coaxial Cable Stripper (RG-58/59/62/ 3C2V/4C/5C) 

Dual Color Side Cutting Plier 165mm (6.5") 

Electronic Hex Nut Driver Set

8Pcs Bits Pack
  6.0   #1   T10,T15,T8   M5,M6,M7

8" Adjustable Wrench

Electrician's Knife 190mm (7.5") 

Satellite Finder Kit 

Zippered carrying bag 

• Case size: 311x216x60mm (12.2"x8.5"x2.4")
• Individual packing: Color box

MT-7810 Satellite Finder Kit

• 950-2400 MHz bandwidth, high sensitivity, and perfect for setting up satellite 
dishes anywhere you want.

• Pocket size and lightweight, built-in light for night dish adjustment 
• Audible tune-in signal makes it easy and quick to find the best signal reception 

by changing the antenna direction. Satellite antenna

Satellite finder

Battery pack

Receiver

or

TV

For Satellite test

MT-7810 Contents

Satellite Finder

Lensatic Compass

15V DC battery pack (Battery not included)

6ft RF jumper cable

• Individual packing: Plain box+Color label

NewNew

NewNew
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902-301
Professional Satellite and Cable TV 
Compression Kit

902-301 contents

Coax flaring tool

Round cable cutter (165mm)

Universal stripping tool(UTP/STP/RG-59/6/7/11)

Compression tool for RG59/RG6/RG11 type waterproof connectors

Pocket cable tone tester

Zippered carrying bag with room for expansion

• Case size: 305x255x75mm (12"x10"x3")
• Individual packing: Color label shrink

902-300 Satellite and Cable TV Compression Kit

902-310 Universal Compression Kit

902-300 contents

Universal stripping tool(UTP/STP/RG-59/6/7/11)

Coax flaring tool 

Waterproof connector crimping tool for RG-59(4c),RG-6(5c)

Pocket cable tone tester

Zipper bag

• Case size: 305x152x165mm (12"x6"x6.5")
• Individual packing: Color label shrink

902-310 contents

Coax flaring tool

Round cable cutter (165mm)

Universal stripping tool(UTP/STP/RG-59/6/7/11) 

Compression tool for RG59/RG6/RG11 Type waterproof connectors

Zipper bag

• Case size: 305x152x165mm (12"x6"x6.5")
• Individual packing: Color label shrink



180

TO
OL

 K
IT

S
FI

BE
R 

OP
TI

CS
PO

W
ER

 T
OO

LS
M

IS
CE

LL
AN

EO
US

LA
N/

DA
TA

CO
M

M
CO

NN
EC

TO
RS

IN
ST

RU
M

EN
T 

CA
SE

ES
D 

ST
AT

IC
 

PR
OT

EC
TI

ON

• NOTE : For quality reason. we reserve the right to change the above specifications without notice.

M
AG

NI
FI

CA
TI

ON
/ 

LI
GH

TI
NG

W
IR

IN
G 

IN
ST

AL
LA

TI
ON

TO
OL

 C
AS

ES

• Case size: 375x250x60mm (14.76"x9.84"x2.36")
• Individual packing: Inner box & Color label shrink

500-006 contents

Diagonal cutting nipper

Long nose plier

6" Adjustable wrench 

Quick heat ceramic soldering iron 110V

6" Straight forceps

For crimping coax connectors

Rotary coaxial cable stripper

Pro-soft s/d 3/16"(inch)

Pro-soft s/d 1/4"(inch)

Pro-soft s/d T10

Pro-soft s/d T15

Pro-soft s/d T20

Pro-soft s/d 3.2x75mm (3.0")

Pro-soft s/d #0x75mm (3.0")

Pro-soft s/d 5.0x75mm (3.0")

Pro-soft s/d #1x75mm (3.0")

Pro-soft s/d 6.0x100mm (4.0")

Pro-soft s/d #2x100mm (4.0")

Precision wire stripper

Desoldering pump

Pro-crimper modular tool

IC extractor

Mini flash light

7 pcs folding type hex key set (inch)

Inspection mirror

Zippered carrying bag

500-018 contents

RJ-45 die set

RJ-11 die set

RG-58, RG-59/62, BNC/TNC die set

Supercrimp crimp tool frame

Multi-network cable tester

Round cable cutter

Rotary coaxial stripper

Precision wire stripper

Punch down tool with 110/66 blades

Mini flash light

7 pcs folding type hex key set (inch)

Extension blade 7" (175mm)

Nut blade: 
1/4", 3/8", 3/16", 7/16", 11/32", 5/16" (inch)

Driver blade T6

Driver blade T7

Driver blade T8

Driver blade T9

Super torque ratchet handle

8 pcs screwdriver blades: 
 #0, #1, #2    3, 5, 6mm   T10, T15

Inspection mirror

Zippered carrying bag

500-006 Network Maintenance Kit

500-018 Master Network Installation Kit

• Case size: 375x250x60mm (14.76"x9.84"x2.36")
• Individual packing: Inner box & Color label shrink
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902-298 DataTel Pro Kit

902-298 contents

Wire stripper tool

In-line modular adapters 4/6/8 pin 3in1

All-in-one toner & probe kit

Punch down tool with 110/66 blades

Modular crimping tool

Zippered carrying bag

• Case size: 305x255x75mm (12"x10"x3")
• Individual packing: Color label shrink

902-241 contents

All-in-one toner & probe kit

Pro-crimper modular tool

Impact & punch down tool

Universal stripping tool (UTP/STP, RG-59/6/7/11)

6-in-1 magnetic quick change screwdriver

All purpose snip

Zippered carrying bag

• Case size: 333x210x50mm (13.1"x8.3"x2.0")
• Individual packing: Inner box & Color label shrink

902-241 Cable Service Kit

10 Base-T or 
10/100 Base-T 
datacom 
networks

Copper cabling
detecting, 
including shielded 
(STP) and UTP cable

Locates and isolates 
cables quickly and 
easily

Accessories: 
1 zipper bag, 
2 RJ-45 cables, 
2 BNC connectors, and 
2 RCA 
connectors

• Detec 10Mb and 100Mb Ethernet signals

• Tone, trace and test all telephone, and data cables 
with the Universal Cable Tester including USB, and 
Modular Plug cables

• Tap into data and telephone lines for monitoring and 
testing using the 8-way modular adaptor with all patch 
cables included 
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902-296 contents

4P/6P/8P telcom crimping tool

Punch down tool with 110/66 blades

All-in-one toner & probe kit

In-line modular adapters 4/6/8 pin 3 in 1

Compression tool for RG59/RG6/RG11 type waterproof connectors

Universal stripping tool(UTP/STP/RG-59/6/7/11)

Zipper bag

902-296 Premise Pro Kit

• Case size: 305x255x75mm (12"x10"x3")
• Individual packing: Color label shrink

10 Base-T or 
10/100 Base-T 
datacom 
networks

Copper cabling
detecting, 
including shielded 
(STP) and UTP cable

Locates and isolates 
cables quickly and 
easily

Accessories: 
1 Zipper bag, 
2 RJ-45 cables, 
2 BNC connectors, and 
2 RCA 
connectors

PK-4012 HDTV Video RF Coaxial Cable Tool Kit

• Case size: 311x216x60mm (12.2"x8.5"x2.4")
• Individual packing: Color box

PK-4012 contents

Die Set (SQ.041",HEX.068",.178",.255",.278")

 Die Set (SQ.042",HEX.197",.278")

Die Set (SQ.042",HEX.068",.275",.278")

Die Set (SQ.042",.052", HEX.068",.255",.324")

Die Set (SQ.042",HEX.178",.275")

Die Set (SQ.042", HEX.068",.0178",.197",.255")

Supercrimp Crimp Tool Frame

Rotary Coaxial Cable Stripper(RG-58/59/62/3C/4C)

Rotary Coaxial Cable Stripper(RG-58/59/62/3C2V/4C/5C)

Forged Cable Cutter 160mm(6.3")

All-in-one Toner & Probe Kit

Zippered carrying bag

10 Base-T or 
10/100 Base-T 
datacom 
networks

Copper cabling
detecting, 
including shielded 
(STP) and UTP cable

Locates and isolates 
cables quickly and 
easily

Accessories: 
1 zipper bag, 
2 RJ-45 cables, 
2 BNC connectors, and 
2 RCA 
connectors

NewNew
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500-027 contents

Network cable tester(patch cord not include)

Side cutter 125mm (4.92")

Long nose plier 138mm (5.43")

RJ-45 die set

RJ-11 die set

AMP RJ-45 die set

RG-58, RG-59/62, BNC/TNC die set

Supercrimp crimp tool frame

Multi-network cable tester

Round cable cutter

Rotary coaxial stripper

Wire stripper tool

Precision wire stripper

Punch down tool with 110/66 blades

7 pcs folding type hex key set (inch)

A roll of Cat.5 STP24x4P (7/0.2) length: 10M

A roll of Cat.5 UTP24x4P (7/0.2) length: 10M

1pc pallet

ABS tool carrying  case w/1 pallet

500-020 contents

Network cable tester (patch cord not include)

Side cutter 125mm (4.92")

Long nose plier 138mm (5.43")

RJ-45 die set

RJ-11 die set

RG-58, RG-59/62, BNC/TNC die set

RJ-22 die set

RG-58, RG-59/62 AU BNC/TNC die set

Supercrimp crimp tool frame

Desoldering pump

Quick heat ceramic soldering iron 110V

6" Curved forceps

Multi-network cable tester

Round cable cutter

Rotary coaxial stripper

Desoldering braid

Precision wire stripper

Punch down tool with 110/66 blades

Mini flash light

7 pcs folding type hex key set (inch)

Blowing brush

Extension blade 7" (175mm)

 Nut blade: 
1/4", 3/8", 3/16", 7/16", 11/32" ,5/16"

Super torque ratchet handle

8 pcs screwdriver blades: 
 #0, #1, #2     3, 5, 6mm     T10, T15

 Driver blade T6

 Driver blade T7

 Driver blade T8

 Driver blade T9

Wrist strap   10FT

Inspection mirror

3- 3/4 autorange digital multimeter

2pcs pallets 

ABS tool carrying case w/1 pallet

• Case size: 435x310x153mm (17.13"x12.2"x6.02")
• Individual packing: Color box

500-027 Master Network Installation Tool Kit

500-020 Master Network Installation Tool Kt

• Case size: 435x310x153mm (17.13"x12.2"x6.02")
• Individual packing: Color box
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902-299 VolP Kit
902-299 contents

6" Long nose plier

6" Side cutting plier 

Utility component storage box

Probe-pic spudger

6 In 1 magnetic quick change screwdriver

Telecom mini-test set

Connector-crimping plier

Double end socket can wrench

3 in 1 Wire stripper tool

In-line modular adapters 4/6/8 pin 

All-in-one toner & probe kit

Punch down tool with 110/66 blades

4P/6P/8P telcom crimping tool

Deluxe portable tool bag

• Case size: 390x250x245mm (15.4"x9.8"x9.6")
• Individual packing: Color label+shink
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PK-4302AI PC Networking Tool Kit
PK-4302AI contents

Dual Color Side Cutting Plier 165mm (6.5")

Dual Color Long Nose Plier 165mm (6.5")

Soldering Iron 30W (110V)

Die Set for RJ45/8P8C

Die Set for RG 58,59,62,6

Die Set for RG 59, 6, F Type

Die Set for Fiber optic connector

Supercrimp Crimp Tool Frame

Wire Stripper Tool

Pen Solder 63%

Pro-Soft Screwdriver  3/16"(inch)

Pro-Soft Screwdriver  1/4"(inch)

Pro-Soft Screwdriver  3.0x75mm (3.0x3.0")

Pro-Soft Screwdriver  #0x75mm (#0x3.0")

Pro-Soft Screwdriver  5.0x100mm (5.0x4.0")

Pro-Soft Screwdriver  #1x100mm (#1x4.0")

Pouch Down Tool with 110 Blades

Ball Peen Hammer

Wire Stripping Tool for 0.5, 1.2,1.6,2.0mm

Utility Knife (3 Blades Self Loading)

Measuring Tape (3M/10FT)

Desoldering Pump

7 pcs Folding Type Hex Key Set (inch)

3 1/2 Compact Digital Multimeter

Multi-Modular Cable Tester

Utility Component Storage Box

All Purpose Snip

Aluminium Frame Tool Case W/1 Pallet

• Case size: 458x330x150mm (18.0"x13.0"x5.9")
• Individual packing: Color box

NewNew
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Ideal for installing, maintaining, and troubleshooting 
voice networks

The handy pouch includes essential telecom tools, built 
for communication installers, telecom installers, and 
telephone linesmen In this handy belt kit.

PK-2016 contents

Telecom test set

Punch down tool with 110/66 blades

Cable splicing knife

Electrician scissors

Tone probe kit

Soft sided tool pouch

PK-4022EI contents

Telecom test set

6" straight forceps

Electrician’s knife

5" cutting plier

5.5" long nose plier

6" long nose plier 170mm (6.7") 

Probe-pic spudger

Electrician scissors

Double-end screwdriver

 Pro-soft screwdriver #1x75mm (3.0") 

 Pro-soft screwdriver #2 6x100mm (4.0")

 Pro-soft screwdriver 8x150mm (6.0")

 Pro-soft screwdriver 6x150mm (6.0")

Precision wire stripper (AWG 30/28/26/24/22/20)

Punch down tool with 110/66 blades

Tone probe kit (battery not include)

In-line modular adapters 4/6/8 pin 3 in 1

8 pcs folding hex key set

Soldering iron 110V

Double end socket can wrench

2 pcs pallets

Deluxe carry bag with 2 pallets

Ideal for installing, maintaining, and troubleshooting 
voice networks, A convenient way for carrying tools 
inside the PVC handbag provides handy and compact 
usage to installers. PK-4022EI is a good choice for 
communication installers, telecom installers, and 
telephone linesmen.

• Case size: 390x190x85mm (15.35"x7.48"x0.33")
• Individual packing: Color box

• Case size: 435x325x90mm (17.13"x12.8"x3.54")
• Individual packing: Color box

Headset Neck strap Incoming and dialing
number display

RJ-45 Jack NET 
service detection

PK-2016 Belted Telecom Maintenance Kit

PK-4022EI Deluxe Telecom Installer's Kit
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PK-12012H contents

Dual color long nose plier 136mm (5.4")

Dual color diagonal cutting plier 125mm (4.9")

Professional modular plug tool crimps strips & cuts

Punch down tool 110 blade

Multi-modular cable tester

Butt set

 pro-soft screwdriver 5x75mm (3.0")

 pro-soft screwdriver 6x100mm (4.0")

 pro-soft screwdriver #2x100mm (4.0")

 pro-soft screwdriver #2x40mm (1.6")

Soft side tool pouch

PK-12012H Telecom Installation Kit

Dual purpose belt for easy carrying 
on shoulder or waist

• Case size: 305x235x95mm (12"x9.3"x3.7")
• Individual packing: Color box

500-043 contents
Reverse action tweezer

Spring hook

3 pcs anti-static alignment tool kit

Micro cutting plier

Diagonal cutting nipper

Long nose plier

Long nose plier 165mm (6.5")

6" Adjustable wrench 

Probe-pic spudger

5" Straight forceps 

Tone probe kit

Replacement blade-110

6 pcs electronic screwdriver set

Precision wire stripper

Insertion/extraction tool

Mini flash light

7 pcs folding type hex key set (inch)

Impact & punch down tool w/o blade

6" Steel ruler 

Extension blade 7" (175mm)

Super torque ratchet handle

8 pcs screwdriver blades: 
 #0, #1, #2     3, 5, 6mm      T10, T15

7 pcs nut driver blares: 
 1/4", 3/8", 3/16", 5/16", 7/16", 11/32", 1/2" (inch) 

Double ended screwdriver  3mm/ #0
Wrist strap 10FT

Measuring tape 3M/10FT

Electrician’s scissors

Inspection mirror

Butt set

Dual telephone line tester

Electrician’s knife

Slip-channel pump pliers 204mm (8.03")

2 pallets

Deluxe carrying bag

500-043 Communications Maintenance Kit

• Case size: 435x325x90mm (17.13"x12.8"x3.54")
• Individual packing: Plain box + Color label

NewNew
Replaces 500-046 kit
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PK-4023EI
Master Telecom Installation and 
Service Kit

PK-4023EI contents

Desoldering braid with 2.0mm

Blowing brush

Rotary Coaxial Stripper

2 pallets

7" Extension blade (175mm)

Driver blade T6

Driver blade T7

Driver blade T8

Driver blade T9

8 pcs screwdriver blades
   #0, #1, #2       3, 5, 6mm        T10, T15

Wrist strap 10FT

 Nut blade:1/4", 3/8", 3/16", 7/16", 11/32" , 5/16"(inch)

Super torque ratchet handle

5" cutting pliers

5.5" long nose pliers

8" lineman’s pliers (215mm/8.46") black oxide finish

Professional 3 3/4 auto-ranging digital multimeter

All purpose snip

6" Adjustable wrench

8.7" fiber optic crimping tool

8 pcs folding hex key set

10" Adjustable wrenches

Double end socket can wrench

Utility knife(3 blades self loading)

Punch down tool with 110/66 blades

4P/6P/8P Telecom crimping tool

Testing screwdriver

Utility component storage box

Soldering iron 110V

Precision wire stripper (AWG22/20/18/16/14/12/10)

All-in-one toner & probe kit

Telecom test set

Tool case W/1 pallet

Designed specially for telecom installer, network and 
cable television engineers. A convenient way for 
carrying tools inside the rugged ABS tool case provides 
convenience to installers. 

• Case size (O.D): 463x331x171mm (18.2"x13.0"x6.7")
• Individual packing: Color box
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902-242 contents

All purpose snip

Double end socket can wrench

8 pcs folding hex key set

Electrician’s knife

 6" Long nose plier black oxide finish

Dual color diagonal cutting plier (110mm/4.33")

Micro cutting plier

6" Adjustable wrench

Probe-pic spudder

Electrician’s scissors

 Pro-soft screwdriver 6.0x100mm (4.0")

 Pro-soft screwdriver #2x100mm (4.0")

 Pro-soft screwdriver 5.0x100mm (4.0")

  Pro-soft screwdriver #1x100mm (4.0")

Double-end screwdriver

Precision hand drill

23 pcs 1/4" driver socket set

All-in-one toner & probe kit 

In-line modular adapters 4/6/8 pin 3 in 1     

Punch down tool with 110/66 blades      

Heavy duty curved-claw hammer W/Fiberglass handle

Fish tape (50FT)

Velcro cable tie-5” assortment (15 pcs/pack)

10 pcs electronic combination wrench (Inch)

Utility component storage box

Pro-crimper (frame only)

Die set for CP-372G 8P8C/RJ45 plug & cable O/D around 5.2ø

Die set for CP-372O RG 58, 59, 62, 174

Die set for CP-372T CATV F connectors RG 59, 6

Hi-reliability tape measure 3M/10Ft

6" straight forceps

2 pallets

Aluminum frame tool case with second pallet

902-242 Deluxe Telecom Installation Kit

• Case size: 461x331x150mm (18.15"x13.03"x5.91")
• Individual packing: Color box
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PK-4028AI Telecom & Network Installation Tool Kit PK-4028AI contents

5 PCS Needle File Set

Pro-Crimper (Frame only)

Die Set, RJ11

Die Set, RJ45 modular plugs 8 position(Standard plugs,not AMP)

Punch down tool (with 110 blades)

Replacement Blade for CP-3140 with 66 Type

Die Set for CP-372T CATV F Connectors RG 59,6

Die Set for CP-372S RG 58,59,62,6

Utility Knife(3 Blades Self  Loading)

Electrician's Scissors

Desoldering Pump

LED Flash Light

6" Adjustable wrenches 

PVC Insulated tape

Contact Voltage Tester

8" Combination Plier

6" Side Cutting Plier

6" Long Nose Plier

Quick Heat Ceramic Soldering Iron 110V

8" Groove Joint Plier

 Pro-Soft Screwdriver 5x75mm (3.0")

 Pro-Soft Screwdriver #1x75mm (3.0")

 Pro-Soft Screwdriver 6x100mm (4.0")

 Pro-Soft Screwdriver #2x100mm (4.0")

 Pro-Soft Screwdriver  6x40mm (1.6")

 Pro-Soft Screwdriver #2x40mm (1.6")

Wire Stripper Tool

Measuring Tape (3M/10FT)

9pcs Ball Point Long Arm Hex Key Set: 
1/16",5/64", 3/32",1/8"5/32",3/16",1/4" ,5/16",3/8" 

Cable Sniffer-Remote

In-Line Modular Adapters 4/6/8 Pin 3 In 1

Ball Peen Hammer with Fiberglass Handle

All Purpose Snip

Soft Side Tool Pouch

2 pallets for PK-4028 Series

Aluminum Frame Tool Case W/2 Pallets

• Case size: 486x325x159mm (19.13"x12.8"x6.26")
• Individual packing: Color box


