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Lock Washer Nuts
CLAMSHELL POLYBAG BULK Figure A Thickness
Part No.  Quantity |Part No. Quantity | Part No. Quantity |No. Description Thread (Inches)
KF-535 15 F-535-C 100 1 Zinc Plated Lock Washer Nuts 4 40 3/32 1/4
KF-536 15 F-536-C 100 1 Zinc Plated Lock Washer Nuts 6 32 7/64 5/16
KF-537 15 F-537-C 100 1 Zinc Plated Lock Washer Nuts 8 32 1/8 11/32
KF-538 10 F-538-C 100 1 Zinc Plated Lock Washer Nuts 10 32 1/8 3/8
Lock Nuts

CLAMSHELL POLYBAG BULK Figure Thickness | Width

Description

Part No. Quantity | Part No. Quantity | Part No. Quantity | No. (Inches) (Inches)
NN-502-25P 25 2 Nylon Lock Nut 2 56 0.140 0.180
NN-504-25P 25 2 Nylon Lock Nut 4 40 0.180 0.250
NN-506-25P 25 2 Nylon Lock Nut 6 32 0.200 0.305
NN-508-25P 25 2 Nylon Lock Nut 8 32 0.230 0.335
NN-510-25P 25 2 Nylon Lock Nut 10 32 0.250 0.365

Volume Control Nut
CLAMSHELL POLYBAG BULK Figure Thickness | Width

PartNo.  Quantity |Part No. Quantity |PartNo.  Quantity |No. DEsEsde Thread | (jnches) (Inches)

KF-565 15 \ F-565-C 100 6 Nickel Plated Volume Control Nut 3/8 32 3/32 1/2

Toggle Switch Nuts

CLAMSHELL POLYBAG BULK Figure Besaiiag Thread Thickness | Width
Part No. Quantity | Part No. Quantity b Quantity | No. SoSIpEC = (Inches) (Inches)
KF-566 10 F-566-C 100 6 Nickel Plated Toggle Switch Nut  Hex 15/32 32 5/64 9/16
KF-567 15 F-567-C 100 3 Nickel Plated Toggle Switch Nut Knurl | 0.475 32 1/16 19/32
Wing Nut
CLAMSHELL POLYBAG BULK Figure Descripti Thread Thickness | Width
Part No.  Quantity |Part No. Quantity | Part No. Quantity | No. ESCHRUOD = (Inches) (Inches)
KF-571 15 \ 4 Nickel Plated Wing Nut 6 32
Metric Hex Nuts
POLYBAG POLYBAG BULK Figure - Thickness
Part No. Quantity | Part No. Quantity | Part No. Quantity | No. Description Thread (MM)
NM-200-15P 15 NM-200-25P 25 5 Nickel Plated Hex Nuts (Metric) M2 0.4 1.47 3.86
NM-250-15P 15 NM-250-25P 25 5 Nickel Plated Hex Nuts (Metric) M2.5 | 0.45 1.83 4.8
NM-300-15P 15 NM-300-25P 25 5 Nickel Plated Hex Nuts (Metric) M3 0.5 2.24 5.33
NM-400-15P 15 NM-400-25P 25 5 Nickel Plated Hex Nuts (Metric) M4 0.7 3.0 6.96

English Hex Nuts
CLAMSHELL POLYBAG BULK Figure

Thickness | Width

Part No.  Quantity | Part No. Quantity | Part No. Quantity |No. Description Thread (Inches) (Inches)
KF-554 25 F-554-25P 25 F-554-C 100 6 Nickel Plated Hex Nuts (English) 2 56 1/16 3/16
KF-555 25 F-555-C 100 6 Nickel Plated Hex Nuts (English) 3 48 1/16 3/16
KF-556 25 F-556-C 100 6 Nickel Plated Hex Nuts (English) 4 36 3/32 1/4
KF-557 25 F-557-25P 25 F-557-C 100 6 Nickel Plated Hex Nuts (English) 4 40 3/32 1/4
KF-559 25 F-559-25P 25 F-559-C 100 6 Nickel Plated Hex Nuts (English) 6 32 3/32 1/4
KF-560 25 F-560-C 100 6 Nickel Plated Hex Nuts (English) 6 32 7/64 5/16
KF-561 25 F-561-25P 25 F-561-C 100 6 Nickel Plated Hex Nuts (English) 8 32 3/32 1/4
KF-562 25 F-562-C 100 6 Nickel Plated Hex Nuts (English) 8 32 7/64 5/16
KF-563 20 F-563-25P 25 F-563-C 100 6 Nickel Plated Hex Nuts (English) 10 32 1/8 3/8
15 F-564-C 100 6 Nickel Plated Hex Nuts (English) 1/4 20 3/16 7/16
KFN-853 15 FN-853-25P 25 FN-853-C 100 7 Nylon Hex Nuts (English) 2 56 .070 3/16
KFN-854 15 FN-854-25P 25 FN-854-C 100 7 Nylon Hex Nuts (English) 4 40 .100 1/4
KFN-855 25 FN-855-C 100 7 Nylon Hex Nuts (English) 6 32 120 5/16
KFN-856 10 FN-856-C 100 7 Nylon Hex Nuts (English) 8 32 130 11/32
KFN-857 10 FN-857-25P 25 FN-857-C 100 7 Nylon Hex Nuts (English) 10 32 .135 3/8
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All quantities are single; BU's are packages of 10 Unless otherwise noted.



