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Bi-Color LED’s

The LED's emit two different colors of light depending on the way the voltage is applied to the device.
These are available in both two (2) legged and three (3) legged versions. With the three (3) legged
models, if voltage is applied from both directions at the same time, a third color is visible.
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The infrared emitting LED’s are widely used in transmitters and remote control devices.
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Photo Transistors
An electronic switch, that when activated, allows current to pass through the device.

. . . . On-State Cas
Retail Bulk Figure | Collector/Emitter Emitter/Collector . ase .
Part No.| Part No. No. Breakdown Voltage | Breakdown Voltage gglr]r?n‘?r LED Emitting Color | Type LED/Lamp Size
39-1500| 39-1500-BU 30V 5V (2-8)mA Photo Transistor Clear 5mm (T-1-3/4)
39-2300 | 39-2300-BU | 4,6 30V 5V (2-8)mA Photo Transistor | Clear | N/A | 3mm (T-1)
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All quantities are single; BU’s are packages of 10 Unless otherwise noted.
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