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STANDARD LED’s
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These devices are 3mm in diameter, or .118”.

39-4301 10 2.5V1 2.0V High Red Diffused 3mm (T-1)

39-4305 10 2.5V1 2.0V Green Diffused 3mm (T-1)

39-4302 10 2.5V1 2.0V Red Diffused 3mm (T-1)
39-4303 10 2.5V1 2.0V Amber Diffused 3mm (T-1)

39-4304 10 2.5V1 2.0V Yellow Diffused 3mm (T-1)

39-4391 10 2.5V1 2.0V High Red Diffused 3mm (T-1)
39-4392 10 2.5V1 2.0V Red Diffused 3mm (T-1)

39-4393 10 2.5V1 2.0V Orange Diffused 3mm (T-1)

39-4394 10 2.5V1 2.0V Yellow Diffused 3mm (T-1)

39-4395 10 2.5V1 2.0V Green Diffused 3mm (T-1)
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These devices are 5mm in diameter, or .197”.

39-3501 10 2.5V2 2.0V High Red Diffused 5mm

39-3506 10 2.5V2 2.0V Blue Diffused 5mm

39-3502 10 2.5V2 2.0V Red Diffused 5mm
39-3504 10 2.5V2 2.0V Yellow Diffused 5mm
39-3505 10 2.5V2 2.0V Green Diffused 5mm

39-3512 10 2.5V2 2.0V Super Red Diffused 5mm
39-3513 10 2.5V2 2.0V Pure Orange Diffused 5mm
39-3515 10 2.5V2 2.0V Super Green Diffused 5mm

5mm (T-1-3/4)
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These devices are 10mm in diameter, or .394”.

39-3182 20 2.5V3 2.0V High Red Diffused 10mm
39-3183 20 2.5V3 2.0V Pure Orange Diffused 10mm
39-3184 20 2.5V3 2.0V Yellow Diffused 10mm
39-3185 20 2.5V3 2.0V Green Diffused 10mm

10mm
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These devices are 2mm x 5mm in size, or .079” x .197”.

39-3011 10 2.5V4 2.0V High Red Diffused 2mm x 5mm

39-3015 10 2.5V4 2.0V Green Diffused 2mm x 5mm

39-3012 10 2.5V4 2.0V Red Diffused 2mm x 5mm

39-3013 10 2.5V4 2.0V Pure Orange Diffused 2mm x 5mm
39-3014 10 2.5V4 2.0V Yellow Diffused 2mm x 5mm

39-3111 20 2.5V4 2.0V Super Red Diffused 2mm x 5mm
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The blinking LED is designed to flash on/off at regular intervals depending upon the operating
voltage. The frequency of the flashing ranges from 1.5 Hz to 2.5 Hz. The higher the operating
voltage, the slower it flashes.

39-6161 10 2.5V5 2.0V Blinking High Red Diffused 3mm (T-1)

39-6502 10 2.5V6 2.0V Blinking Red Diffused 5mm (T-1-3/4)

39-6162 10 2.5V5 2.0V Blinking Red Diffused 3mm (T-1)
39-6165 10 2.5V5 2.0V Blinking Green Diffused 3mm (T-1)
39-6501 10 2.5V6 2.0V Blinking High Red Diffused 5mm (T-1-3/4)

39-6511 10 2.5V6 2.0V Blinking Super Red Diffused 5mm (T-1-3/4)
39-6514 10 2.5V6 2.0V Blinking Yellow Diffused 5mm (T-1-3/4)
39-6515 10 2.5V6 2.0V Blinking Green Diffused 5mm (T-1-3/4)

39-6182 20 2.5V7 2.0V Blinking Super Red Clear 10mm

39-6185 20 2.5V7 2.0V Blinking Green Diffused 10mm
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PANEL LAMPS/LED’s

All quantities are single; BU’s are packages of 10 Unless otherwise noted.
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