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Retail Bulk Figure Description | Frequency (MHz)| Insertion Loss(dB)max | Return Loss(dB)min | Isolation (dB)min| EMI Shielding(dB)min
Part No. | Part No. Number
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Broadcast Amplifiers

Retail Bulk Figure Description

Part No. | Part No. Number

SD-4303 4 1-way Amplifier 10dB 5-500 MHz for indoor use
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Drop Taps
Retail Bulk i i Insertion Loss(dB)max | Isolation Loss(dB)m 0ss(+/-dB)max
Part No. |Part No.
32-2006 @ 32-2006-BU 6 Miniature UHF/VHF/FM Droptap(6dB) 5 3.0 23 0.5
50 2.6 31 0.5
300 2.5 25 0.5
500 2.5 27 0.5
750 3.0 28 0.5
1000 3.2 27 0.5
32-2009 | 32-2009-BU 6 Miniature UHF/VHF/FM Droptap(9dB) 5 1.7 30 0.5
50 1.4 30 0.5
300 1.3 33 0.5
500 1.3 33 0.5
750 1.8 30 1.0
1000 2.0 28 1.0
32-2012 | 32-2012-BU 6 Miniature UHF/VHF/FM Droptap(12dB) 5 2.5 36 0.5
50 0.5 36 0.5
300 0.5 33 0.5
500 0.7 30 0.5
750 1.5 25 0.5
1000 1.8 23 0.5
22 20209 | 22 2920 B 5 Miriat HHRAUHRARM-Droptapi20eB) 5 o- 26 o5
50 0.6 36 0.5
300 0.6 33 0.5
500 0.5 31 1.0
750 1.1 28 2.0
1000 1.5 27 2.0
32-3183-BU 7 UHF/VHF/FM Droptap (12dB) 5-1000 N/A N/A N/A
SD-592-BU 8 Miniature UHF/VHF/FM Droptap(12dB) 5 2.5 36 0.5
50 0.5 36 0.5
300 0.5 33 0.5
500 0.7 30 0.5
750 1.5 25 0.5
1000 1.8 23 0.5
SO .00 DL Q. A Aot IVIII‘/\IIII‘FLAH 20D, L. o Wl 2. Fa¥i=d
$B-599-BY ettt HAHAM-Broptapt20dB - & -
50 0.5 36 0.5
300 0.5 33 0.5
500 0.7 30 0.5
750 1.5 25 0.5
1000 1.8 23 0.5
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All quantities are single; BU’s are packages of 10 Unless otherwise noted.
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