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Installation Products & Hardware
Retail Bulk Figure
Part No. Part No. Number Description
4028-C 1 Combo Standoffs - 5 1/2” Long (VHF)
8005-L 2 Chimney “Z” Mounts (2-18" Lengths)
32-010 2 Chimney “Z” Mounts (2-18’ Lengths)
8057 3 Turnbuckle (Closed 4”, Open 5 5/8”)
8061 4 Slotted Hex Washer Head Lag Screw (1/4” x 2 1/2")
8133 5 Cable Clamps (1/8” Wire Size)
8304 6 Wall Mount-Medium Duty; 4” Clearance
8304U 6 Wall Mount-Medium Duty with U-bolt; 4” Clearance
8304-0025 6 Wall Mount-Medium Duty; 4” Clearance (Box of 25)
8305 6 Wall Mount-Heavy Duty; 2 1/2” Clearance
9236 6 Wall Mount-Medium to Heavy Duty; 6” Clearance
9262 6 Wall Mount-Economy; 3 1/4” Clearance
32-002 6 Wall Mount-Economy; 3 1/4” Clearance
32-004 6 Wall Mount-Medium to Heavy Duty; 6” Clearance
8306 7 “Snap-In” Wall Mount-Heavy Duty; 6” Clearance
8308 7 “Snap-In” Wall Mount-Heavy Duty; 8” Clearance
8312 7 “Snap-In” Wall Mount-Heavy Duty; 12” Clearance
8318 7 “Snap-In” Wall Mount-Heavy Duty; 18” Clearance
8342 8 Screw Eyes (3” Long)
8486 8 Screw Eyes (5” Long)
8610-L 9 Heavy Duty Snap-In Chimney Mounts (2-18" Lengths)
32-000 9 Heavy Duty Snap-In Chimney Mounts (1 12’ Length)
8622 10 Pivot Swing Mount (up to 1 1/4” Masts)
8718 11 Mast Clamp Assembly
32-030 11 Mast Clamp Assembly
8732 12 Screw Hook (4 3/8” Long)
8799 13 Vent Clamp (up to 2 1/4” Vents)
8800-U 14 Handy Mount (up to 1 1/2” Masts)
8802 15 Vent Mount (2”7 to 4” Vents)
8803 15 Vent Mount (4” to 6” Vents)
8911 16 3-Way Guy Wire Mast Clamp
32-026 16 3-Way Guy Wire Mast Clamp
9160 17 Tri-Pod Tower Antenna Bases (with Hardware)
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All quantities are single; BU’s are packages of 10 Unless otherwise noted.
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Installation Products & Hardware

Retail
Part No.

Bulk Figure
Part No. Number

Description

32-100 1 3-Way TV Line Clip

32-114 2 Antenna Guy Wire (4 Strand; 20 Gauge, 50')
32-123 3 Aluminum Ground Wire (1/8” Diameter, 50')
32-146 4 Antenna Wire (16 Gauge Copper, 50)

32-250 5 250" Aluminum #8 Ground Wire

32-8197 6 Tar Pad Mount (1/4” x 2” Lag Bolts & Sealant Strips)
32-8972 7 Steel Antenna Masts (5; 18 Gauge)

32-8975 7 Steel Antenna Masts (5; 16 Gauge)

32-8976 7 Steel Antenna Masts(10’; 16 Gauge), Grey Powder Coat
32-9005 8 Tri-Pod Tower Antenna Bases (Bases Only)

32-9013 9 Steel Antenna Masts (5; 22 Gauge)

32-9114 10 Steel Antenna Masts (10; 16 Gauge), Galvanized
SD-435 SD-435-BU 11 Ground Straps and Connector (Split Connector)
SD-440 SD-440-BU 11 Ground Straps and Connector (Galvanized Strap)
SD-415-1R 12 Ground Rod (0.6” x 6" Galvanized)
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. Fig. 16
Game Accessories
Retail Figure Description
Part No. Part No. Number
32-3025 13 TV/Video Game Switch
32-3027 14 Universal Game Switch
32-3037 15 Automatic TV/Game Switch
32-3077 16 Video Tape Copying (Dubbing) Kit

For the latest information-www.gcelectronics.com

All quantities are single; BU’s are packages of 10 Unless otherwise noted.
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