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Standard Parallel Printer Cables
Retail Bulk Figure Length
Part No. Part No. |No.(5)| pescription (Feet) | Color Cable
45-231 1 &2 | DB25 (Male)/CEN36 (Male), U 6 | Putty 25 x 28 AWG
45-234 T & 2| DB25 (Male)/CEN36 (Male), U 10 | Putty 25 x 28 AWG
45-202 1 & 2| DB25 (Male)/CEN36 (Male) 2 [ Putty 25 x 28 AWG
45-201 1 &2 | DB25 (Male)/CEN36 (Male) 6 | Putty 25 x 28 AWG
45-4424 1 & 2| DB25 (Male)/CEN36 (Male), Premium 7 | Putty 25 x 28 AWG
45-204 1 & 2| DB25 (Male)/CEN36 (Male) 10 | Putty 25 x 28 AWG
45-381 T & 2| DB25 (Male)/CEN36 (Male) 15 [ Putty 25 x 28 AWG
45-206 1 &2 | DB25 (Male)/CEN36 (Male) 25 | Putty 25 x 28 AWG
45-210 T & 3| DB25 (Male)/CEN36 (Male), 90° 6 | Putty 25 x 28 AWG
45-213 1 & 3| DB25 (Male)/CEN36 (Male), 90° 10 Putty 25 x 28 AWG
Parallel Extension Cables
Retail Bulk Figure Length
Part No. Part No. |No.(S)| pescription ) Cable
CEN36 (Male)/CEN36 (Female) 25 x 28 AWG
45-715 2 & 4| CEN36 (Male)/CEN36 (Female) 10 Putty 25 x 28 AWG
45-700 2| CEN36 (Male)/CEN36 (Male) 6 | Putty 25 x 28 AWG
45-705 2| CEN36 (Male)/CEN36 (Male) 10 Putty 25 x 28 AWG
Print Adapters
Retail Bulk Figure Length
Part No. No.(s)| pescription (Feet) Cable
45-595-BU DB25 (Female)/CEN36 (Female) Adapter
45-597 45-597-BU 5 DB25 (Male)/CEN36 (Female) Adapter Gray
45-598 45-598-BU DB25 (Female)/CEN36 (Male) Adapter Putty
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DB9 Series
Retail Bulk Figure Length
Part No. Part No.  |No.(S)| pescription e (Feet) | Color
45-308 7 & 8| DB9 (Male)/DB9 (Female) RS-232 6 | Putty 9 x 28 AWG
45-309 8 | DBY9 (Female)/DB9 (Female) RS-232 6 | Putty 9 x 28 AWG
45-314 7 & 8| DB9 (Male)/DB9 (Female) RS-232 10 | Putty 9 x 28 AWG
45-306 7 & 8| DB9 (Male)/DB9 (Female) RS-232 25 | Putty 9 x 28 AWG
45315 7 | DBY (Male)/DBY (Male) RS-232 6 | Putty 9 x 28 AWG
45-316 7| DB9 (Male)/DB9 (Male) RS-232 10 | Putty 9x 28 AWG
45-317 7 | DB9 (Male)/DB9 (Male) RS-232 25 Putty 9 x 28 AWG
45-302 7 &9 | DB9 (Male)/Strip End RS-232 7 | Putty 9 x 28 AWG
45-303 8 & 9| DBY (Female)/Strip End RS-232 7 | Putty 9 x 28 AWG

DB15 Series
Retail Bulk Figure

Protocol b

Part No. Part No. |No.(s)| Description (Feet) | Color Cable
45-1556 10&11, DB15 (Male)/DB15 (Female) RS-422 6 | Beige 15 x 28 AWG
45-330 10&11| DB15 (Male)/DB15 (Female) RS-422 8 | Beige 15 x 28 AWG
45-332 10&11 DB15 (Male)/DB15 (Female) RS-422 10 | Beige 15 x 28 AWG
45-1566 10 DB15 (Male)/DB15 (Male) RS-422 6 | Beige 15 x 28 AWG
45-1558 10 _DB15 (Male)/DB15 (Male) RS-422 10 | Beige 15 x 28 AWG
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All quantities are single; BU’s are packages of 10 Unless otherwise noted.





