General Tools and Instruments

Specialty Tools & Instruments SEARCH|

Home / Company Info / Contact Us / Clearance / Newsroom / Media Resources /

SITE NAVIGATION
» Find a Distributor

» Media Resources

» Press Releases

» Product Manuals

REGISTER your
Precision Instrument
Here

CATEGORIES
» Hand Tools
« Builders and Woodworking
« Plumbing Tools
 Precision Measuring Tools
 Screwdrivers
* Specialty Tools
* Measuring Tools
* Hand Tool Clearance
« The UltraTech Tool System
» Instruments
» New Products

JULY 24-27, 2013

LAS VEGAS CONVENTION CENTER
LAS VEGAS, NEVADA

MISIT US_AT
BOOTH 4990

2012 Product Catalog

Click To View Our Catalogue

\, | / Inventors Wanted

The Next Great
Idea can be yours.
Tell us about itr/-

SEE ALL THE JIGS HERE

New Releases

IRT659K-

http://www.generaltools.com/709392--FIXED-LENGTH-MAGNETIC-PICK-UP-2-L...

Company Info

Hello, Guest
hopping Cart: 0 item(s) /

Page 1 of 2

Distributors

Call Toll FREE 800-697-8665
log out

Home > Hand Tools
-

ACCOUNT LOGIN

-~
709392 - FIXED LENGTH MAGNETIC PICK-UP, 2 LB. PULL
f Item Id: 709392
Product Overview
Magnetic Pick-Up, 2 Ib., Fixed Length
|
Availability:In Stock
Quantity 1 " Add to Cart
709392
Email a friend V' Review this item
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The Fixed Length Magnetic Pickup features a powerful Neodymium magnet
with a 2 Ib. smooth surface pull capacity. The high-strength stainless steel
shaft attaches to the magnet via a double ball joint neck, which permits
maneuverability around difficult angles. This is a great retrieval tool for
picking up ferrous metal parts, tools and shavings.

Features & Benefits :

*Has a 2 Ib. smooth surface magnetic pullcapacity with an overall length of
6-3/4"(171mm)

*High strength stainless steel shaft resistscorrosion

*Durable ball joint connection permits infiniteangle adjustments

*High powered neodymium magnet is six timesstronger than standard Cobalt
Magnets

*Magnet holder is made of high-strengthreinforced nylon

*Precision engineered 700 Series Versa-Grip™handle for maximum
performance

DIMENSIONS

Package Specifications =

H:9.62" W: 1.75" D: 1.12" Cube: 0.0109 Weight: 1.30z \ Weight: 0.081bs
Shelf Pack Specifications =

H:9.87" W: 3" D: 2" Cube: 0.0342 Weight: 5.30z \ Weight: 0.331bs
Master Pack Specifications =

H: 16.62" W: 12.75" D: 10.75" Cube: 1.3186 Weight: 1750z \ Weight:
10.931bs

METRIC DIMENSIONS

Package Specifications =

H: 0.244348mm W: 0.04445mm D: 0.028448mm Cube: 0.00027686
Weight: 36.8543800625gr \ Weight: 0.589670081Kg

Shelf Pack Specifications =

H: 0.250698mm W: 0.0762mm D: 0.0508mm Cube: 0.00086868 Weight:
150.2524725625gr \ Weight: 0.1502524725625Kg

Master Pack Specifications =

H:0.422148mm W: 0.32385mm D: 0.27305mm Cube: 0.03349244 Weight:
4961.166546875gr \ Weight: 4.961166546875Kg
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