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Electric Manu fm:tu ring

IS0 9001 / AS9100 Certified Company
Waodstock, IL 60098 Ph. (815)334-3800 Fax (815)337-0377 Model T12 x 13

O visil us af our webals wmvg;alﬁan-eladhc.m
DC Tubular Solenoid

Solenoid shown enargized and fully saslsd

Supplied with mounting bracket, hax nut and lockwesher (not shown). Total Waight: 102 oz.
Sipring kits are available (consult factony), Flunger Waight:  1.6oz
Model No.| Part No. |Duty Cycle Voltage | Resistance (1) | Power (W) Current
Ti2x13--12  |A420-066052-00 | Intermittent | 12VDC 7.3 20.7 1.64 A
T12x13-C-12 |A420-066051-00 | Continuols 12vDC 228 6.6 526 mA
Ti2x13-1-24 |A420-066054-00 | Intermittent | 24VDC | 284 21.3 |  B45mA
Ti2x13-C-24 |A420-066053-00 | Continuous | 24VDC 50.4 6.7 265 mA

When andaring, please raler bo Fart Mo, & lished abous,
Consult tectory for custom configurations.

Pull Force (oz.) Holding Force (0z.)
Stroke (in.) 0.0680 | 0125 | 0.250 | 03756 | 0500 | 0625 | O0.750 | 1.000 .
Continuows Duty B0 400 18 10 2] 2 1 WA 188
Intermittent Duty | 140 104 A3 a0 20 15 7 NA 215
UL Recognition Continuous Duty
Recognized under the W3 100% 'On’ Time
Component Recognition Program of Intermittent Duty
Underwriters Laboratories, Inc. 25% 'On’ Time, (100 Seconds 'On’ Max.

Followed By 300 Seconds "Off' Min_)

oHS
These parts comply with RoHS Direclive 2002/95/EC



