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Product: AC PIEZO BUZZER
Description: ROHS COMPLIANT
Part Number:BRP4549S-240-C 

SPECIFICATIONS: 

RATED VOLTAGE: 240 AC
OPERATING VOLTAGE: 60 ~ 250 AC
MAX CURRENT: 20 mA
SOUND OUTPUT LEVEL: 90dB @ 30 cm
TERMINAL TYPE: 2 SCREW LUGS
RESONANT FREQUENCY: 2900 ± 500 Hz
OPERATING TEMPERATURE: -20 TO +60 °C
TONE MODE: CONTINUOUS
FRAME DIAMETER: 43.5 mm
FRAME DEPTH: 49.5 mm
MOUNTING DIMENSIONS: Panel Mount

DIMENSIONS:
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