
SOCKETS

TYPE 258 RELAY SOCKETS

Part Number

HOLD SPRINGS PART NUMBERS

CONSTRUCTION

For Relay

156, 158

258

157

Connectors  . . . . . . . . . . . . .Brass, Tin Plated
Screws  . . . . . . . . .6-32x1/4” Steel Zinc Plated
Molding  . . . . . .Break resistant thermoplastic

248-6855 figure 1
248-6863 figure 2
248-6826 figure 3

248-6855 figure 1

248-6859 figure 2
139-0029 figure 5
248-6841 figure 4

UL E60008 Hold Down Spring
CSA LR29513 248-6855

248-6826 Relay Hold-Down Spring for:

Sockets Relay
S156-2PC00 156
S156-2SL00 158
S156-2SS00 657
S156-4PC20
S156-4SL10
S156-4SS10
S158-2SS10
S158-2SL10
S158-2PC10
S158-2SL00
S158-2PC20
S158-2PC00
S158-2SS00

248-6841 Relay Hold-Down Spring for:

Sockets Relay
184-0017 157
184-0106 612-1
670-0009 613-1
670-0012 614-1
670-0013
670-0016
670-0125
670-0152
670-0153
670-0154
670-0168
S157-1PC00
S157-2PC00
S157-1PE00
S157-2PE00
S157-3PE00
S157-3QC00
S157-3SL00

248-6855 Relay Hold-Down Spring for:

Sockets Relay
S258-2PC00 258

248-6859 Relay Hold Down Spring for:

Sockets Relay
670-0120 DIN 156

158
657

139-0029 is designed for mount under
rivet heads:

Sockets Relay
184-0017 157
184-0106 612-1
670-0009 613-1
670-0012 614-1
670-0013
670-0016
670-0034
670-0168
S157-1PE00
S157-2PE00
S157-3PE00
S157-3SL00
S157-3QC00

S258-2PC00
PC Terminal Socket
Rating: 300 VAC 10 Amps

S258-2SL00
Solder Lug Socket
Rating: 300 VAC 10
Amps

Inches
(Millimeters)

Figure 1

Figure 4

Figure 3
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