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Electrical Specification

Input:
Voltage: 120V
Frequency: 60Hz
Power: 48VA

Output:
Voltage: 16.5VAC = 5%
Current: 2.42A
Power: 40VA

Voltage Without Load: 27.5VAC = 5%
Exciting Current with no Load: 90mA Max

Exciting Current with Full Load: 460mA Max

Mechanical Specification
Dimension (LxWxH): 97.0x 71.0 x 55.5 mm

Weight: 720 g

Operating Temperature: -10°C - 40°C

Storage Temperature: -20°C - 70°C

Relative Temperature: 40°C = 2°C

Relative Humidity: 90% RH
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