‘ I ELECTRONICS

WIRE TERMINALS

INSULATED RING TERMINALS

Wire
Range

Stud
Size

Bulk
Number

Pkg.

Dimensions

B L L1

CSA

UL

#4

73-032-0

-100

5.7 117.8112.8

CuL

22-18

#6

73-033-0

-100

5.7 117.8112.8

CuL

(Red)

#8

73-034-0

-100

6.6 | 20.1]15.1

CuL

#10

73-035-0

-100

8.0 | 21.5|16.5

CuL

1/4”

73-036-0

-50

11.627.5]22.5

CuL

#6

73-043-0

-100

6.6 117.8112.8

CuL

16-14

#8

73-044-0

-100

6.6 118.5]13.5

CuL

(Blue)

#10

73-045-0

-100

8.5 121.0|16.5

CuL

1/4”

73-046-0

-50

12.0| 27.6 | 22.6

CuL

#8

73-054-0

-50

7.2 121.4]15.2

CuL

12-10
(Yel)

#10

73-055-0

-50

9.5 (23.5]19.3

CuL

1/4”

73-056-0

-50

12.0131.5|25.3

CuL

INSULATED SPADE TERMINALS
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Wire
Range

Stud
Size

Bulk
Number

Pkg.

Dimensions

B L L1

CSA

UL

#4

73-132-0

-100

5.7 121.2]16.2

UL/CSA

22-18

#6

73-133-0

-100

5.7 121.2]16.2

UL/CSA

(Red)

#8

73-134-0

-100

6.4 |21.2]16.2

UL/CSA

#10

73-135-0

-100

8.1 |21.2|16.2

UL/CSA

#6

73-143-0

-100

5.7 | 21.2|16.2

UL/CSA

16-14

#8

73-144-0

-100

6.4 ]121.2]16.2

UL/CSA

(Blue)

#10

73-145-0

-100

8.1 |121.2|16.2

UL/CSA

1/4”

73-146-0

-100

9.5 121.2|16.2

UL/CSA

#8

73-154-0

-50

8.3 125.219.0

UL/CSA

12-10

#10

73-155-0

-50

9.0 |23.9|17.7

UL/CSA

(Yel)

1/4"

73-156-0

-50

9.0 |23.9|17.7

UL/CSA

INSULATED FLANGED SPADE TERMINALS
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Wire |Stud Bulk Pkg. Dimensions CSA
Range|Size| Number UL
B L L1
#6 |73-233-0]|-100] 9.0 | 24.0|21.9 | CUL
22-18 [ #8 |73-234-0| -100| 9.0 | 24.0|21.9| cuL
(Red) 776 173-235-0] 100 | 8.5 | 23.7 ] 18.7 | CUL
#6 |73-243-0]|-100| 8.5 | 23.7 | 18.7 | CUL
(S [ 78 |73-244-0] 100 8.5 [23.7|18.7| Ut
#10|73-245-0|-100( 8.5 | 23.7| 18.7 | CUL
12-10| #10|73-255-0| -50 | 8.3 | 25.2|19.0| CUL

56

INSULATED FEMALE QUICK CONNECTS

lIIIIIII'iilg!=!!=E’

@

Wire
Range

Tab
Size

Bulk
Number

Pkg.

Dimensions

CSA
UL

B L L1

22-18
(Red)

.110”

73-331-0

-100

3.8 119.5]15.0

UL/CSA

.187"

73-333-0

-100

5.6 119.0| 14.0

UL/CSA

.250"

73-336-0

-100

7.4 121.0]14.0

UL/CSA

16-14
(Blue)

.110”

73-341-0

-100

3.8 119.0| 14.0

UL/CSA

.187"

73-343-0

-100

5.6 119.0| 14.0

UL/CSA

.250”

73-346-0

-100

7.4 121.0]16.0

UL/CSA

12-10

.250"

73-356-0

-50

7.4 121.0]16.0

UL/CSA

INSULATED MALE QUICK CONNECTS
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Wire
Range

Tab
Size

Bulk
Number

Pkg.

Dimensions

B L L1

CSA
UL

.110”

73-431-0

-100

2.80120.0|15.5

None

22-18

.187"

73-433-0

-100

4.75120.0 | 15.0

UL/CSA

(Red)

.250”

73-436-0

-100

6.35(21.0| 16.0

UL/CSA

.110”

73-441-0

-100

2.8020.0|15.5

None

16-14
(Blue)

.187"

73-443-0

-100

4.75120.0 | 15.0

UL/CSA

.250”

73-446-0

-100

6.35]121.0]16.0

UL/CSA

12-10

.250”

73-456-0

-50

6.35]125.0118.0

UL/CSA

FULLY INSULATED FEMALE QUICK CONNECTS
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Wire | Tab Bulk Pkg. Dimensions CSA
Range| Size | Number UL
B L L1
22-181.187"|173-334-0| -50 | 5.6 | 20.0 | 15.0 |UL/CSA
(Red) [5507[73-337-0[ 50 | 7.4 | 21.5| 16.5 |[UL/CSA
16-14|.187"|73-344-0| -50 | 5.6 | 20.0 | 15.0 [UL/CSA
(Blue) 5507[73-347-0] 50 | 7.4 | 21.5 | 16.5 |UL/CSA
12-10(.250”|173-357-0| -50 | 7.4 | 25.5] 20.5 [UL/CSA
PIGGYBACK QUICK CONNECTS
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Wire | Tab Bulk Pkg Dimensions CSA
Range| Size| Number B L L1 UL
22-18.250"173-338-0| -50 | 7.4 [ 21.5] 16.5 |UL/CSA
16-14 |.250”|73-348-0| -50 | 7.4 | 21.5] 16.5 [UL/CSA

Wire terminals continued on next page...



