MICRO SWITCH

FREEPORT, ILLINOIS, U. S A
A DIVISION OF HONEYWELL
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NOTE -
I = SWITCH IS ASSEMBLED FOR ACTUATION IN BOTH DIRECTIONS BUT MAY BE ADJUSTED

TG ACTUATE IN EITHER THE CLOCKWISE DIRECTION ONLY OR THE COUNTERCLOCKWISE
DIRECTION ONLY
2—TO CONVERT SWITCH FOR ACTUATION IN EITHER THE CLOCKWISE OR COUNTERCLOCKWISE
DIRECTION ONLY, REMOVE ACTUATOR HEAD AND ROTATE THE NOTCHED PLUNGER 90°
TO THE RIGHT FOR CLOCKWISE ACTUATION OR 90° TO THE LEFT FOR COUNTERCLOCKWISE
ACTUATION :
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ROLLER LEVER MAY BE LOCKED IN ANY POSITION THRU 360 °
5- LEVER FURNISHED UNASSEMBLED IN UNIT PACKING BOX




