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Rated Voltage 250Vac

Features

Applications

Electrical Specifications

Operating Temperature:-40~+100°C

Dimensions

Circuit

0% W H T

Unit: mm

Y E

UL

CSA

YE SERIES NOISE SUPPRESSION CAPACITOR


