A/B SWITCH BOX

The ultimate design in a video selector- For
Styling and Performance. Select perfect
viewing from TV or VCR with this RF slide
switch. Mount conveniently anywhere with
durable, two-sided tape (supplied). 100%
shielding assures removal of external inter-
ference. High isolation of 90db over the
entire TV band. Impedance: 75 ohm.

No. AB8

Economy A/B SWITCH BOX

« Unique design with a single push but-
ton switch located on the side.

» PCB design, completely shielded

* Size: 3-5/8”L x 1-3/4” W x 1"H

No. 42-212

A-B COAXIAL SWITCHES

3-Way Coaxial
Push Button Switch Push Button Switch

2-Way Coaxial

No. AB6 No. AB7

SELECTS 75 OHM VIDEO DEVICES FOR VIEWING ON
TV SET. ELIMINATES INTERFERENCE BETWEEN SIG-
NALS BECAUSE OF A HIGH ISOLATION OF 950-
890mHz.

NO BLEEDING - NO STATION INTERFERENCE -

NO PICTURE LOSS

A coaxial switch offers the user numerous other capabilities,
such as; switching between directional antennas; cable and
outside TV antenna; computer inputs; etc.

A zinc diecast inner case gives this switch complete internal
protection. Fully shielded with low conductivity gaskets.
Supplied with double sided tape and connecting screws for
ease of mounting.

COAXIAL SWITCHING FOR TV AND VIDEO
CASSETTE RECORDERS

Isolation exceeds 40dB in the VHF range,
greatly reducing interaction between channels
and protecting weaker signals against being
overwhelmed by much stronger channels.
Four “F” connectors accept 75 ohm coaxial
cable with F-81 fitting for switching to various
selections of TV and antenna combinations.
Push button switches are located conveniently
on top of the metal cabinet having keyhole
cutouts for flush wall mounting. Three 75 ohm resistors properly ter-
minate any unused position.

No. CS4S 3 Position Coaxial Push-Button Switch
Overall size: 3-9/16” x 2-3/4” x 2"

VIDEO SWITCHES

VIDEO DUBBING CABLE ASSEMBLY

Gold Plated Connectors,
for mono recording

No. VCK43T - 3 ft.

No. VCKA4T - 6 ft.

No. VCK412T - 12 ft.
No. VCK420T - 20 ft.
Heavy duty paired cables, coaxial video and fully shielded audio.

Terminated with molded RCA phono plugs, gold plated with built-in
strain relief for reliable long term use.
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Video Dubbing Cable Assembly

for stereo recording
No. VCKS81T - 1.5 ft.
No. VCK83T - 3 ft.
No. VCK84T - 4.5 ft.
No. VCKST - 6 ft.

No. VCK812T - 12 ft.
No. VCK820T - 20 ft.
No. VCK825T - 25 ft.
No. VCK850T - 50 ft.
No. VCK875T - 75 ft.
No. VCK810T - 100 ft.

Security Camera Adaptors:

DC Power Adaptor cables use a video dubbing cable, such as LKG’S
VCK series on page 68, to make an extension cable for CCD Video
Cameras. These unique 6” adaptor cables allow you to use one of the
audio cables with RCA male connectors to extend the DC power to
the camera. Converts RCA male plugs to 2.1x 5.5mm DC power con-
nectors.

No. 42-210 RCA Jack-2.1mm x 5.5mm DC Plug Adaptor.
No. 42-257 RCA Jack-2.1mm x 5.5mm DC Jack Adaptor.

No. 42-467 ADAPTOR KIT

Kit contains the following adaptors:

(1) No. 42-210 RCA Jack-2.1mm x 5.5mm DC Plug Adaptor.
(1) No. 42-257 RCA Jack-2.1mm x 5.5mm DC Jack Adaptor.
(2) No. SA13 (RCA Female Coupler)

COAXIAL GAME SWITCH

This convenient coaxial
switch allows the user to
quickly change from stan-
dard TV programming to
other video devices such
as VCR, Videodisc and
games. Switch operates in
the 54-890 MHZ range.
Return loss 20db, isolation
60db.

Size is 2" x 2-3/4" x 1”

Input: 2 x 75 ohms
Output: 75 ohms
Insertion

Loss: 0.2db

No. CS2
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