
SWITCHES HEAVY DUTY SNAP ACTION

MOMENTARY PUSH BUTTON SNAP ACTION SWITCH

ELECTRICAL RATINGS:
15A 125-250V AC 65C    UL E91973 CSA LR98589-1  
1/2HP 125-250V AC UL/CSA
15A 250V AC T125 VDE 4715UG
MATERIALS:
Operating Force (Nom): 280g (10 oz)
Endurance (Mech): >10’6 Operations
Flame Retardancy: UL 94 V2
Actuator: Nylon 6.6 - V Stainless Steel
Mounting Bracket: Nylon 6.6
Contacts: Fine Silver u gap

SPECIFICATIONS:

Part No.
30-383

Actuator
Red w/ Black Shroud

Type
SPDT

Action
Normally Open/Closed

HEAVY DUTY SNAP ACTION SWITCH
with HINGED ROLLER LEVER

SPECIFICATIONS:

Part No.
30-1744

Actuator
Short Roller Lever

Type
SPDT

Action
Snap Action Momentary

Current Rating: 15A @ 125/250V AC
1/2A @ 125V DC, 1/4 HP @ 250V DC
1/8 HP @ 125V AC, 1/4 HP @ 250V AC

Initial Contact Resistance: 15 Meg ohm (Max.)
Insulation Resistance: 500V DC 1000 Meg ohm (Min.)
Dielectric Strength: 1000V AC for 1 Minute
Contact Material: Silver 
Terminal Material: Brass - Silver Plate
Terminal Type: Screw

Terminal: Screw
OF Max.: 250-350g
RF Min.: 114g
PT Max.: 0.4mm

SPECIFICATIONS:

OT Min.: 5.5mm
MD Max.: 0.05mm
OP: 21.8 + 0.8mm

VANDAL RESISTANT SWITCHES

Mounting Hole: 19.5mm (.76”)
Panel thickness up to 3.0 mm

Current Rating: 22A 125-250VAC 1Hp @ 650 C
Mechanical Life: >10 Milli ohms Operations
Insulation Voltage: >1250V
Tracking Force: 120g 
Contact Material: Fine Silver 
Terminal Material: Copper Alloy
Body Material: Nylon 6.6 VO
Actuator & Bezel: Stainless Steel 
Terminal Type: .250” Quick Connect

VANDAL RESISTANT SNAP ACTION SWITCH

Current Rating: 12A 250VAC DP, 13A 250VAC SP
Initial Contact Resistance: <100Meg Ohms @12VDC
Insulation Resistance: >20Meg Ohms
Dielectric Strength (Open Contacts): >1000V for 1 minute
Contact Material: Silver Alloy
Terminal Material: Copper Alloy
Body Material: Nylon 6.6
Actuator & Bezel: Stainless Steel 
Terminal Type: .187” Quick Connect

Part No. Type Action Actuator

30-14300 SPST On-Off Stainless Steel
30-14350 DPST On-Off Stainless Steel
30-14310 SPST (On)-Off Stainless Steel
30-14360 DPST (On)-Off Stainless Steel

Part No. Type Action Actuator

30-14340 SPDT On -(On) Stainless Steel 

( ) = Momentary

Mounting Hole: 19.5mm (.76”)
Panel thickness up to 8.0 mm

( ) = Momentary
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