HOME THEATRE (OMPONENT VIDEO CABLE

PRO-FIT IN WALL SPEAKERS

No. 44-525 (1) Pair 5 1/4” System+Mounting Brackets No. 44-650 (1) Pair 6 1/2" System+Mounting Brackets
Pro-Fit 5625 IN-Wall 2-Way Pro-Fit 650 IN-Wall 2-Way
Speaker System Speaker System
This exceptional squnding 51/4” s_tereo speaker system consists of This exceptional sounding 6 1/2” stereo speaker system consists
a5 1/4” Woofer with 10 oz ceramic magnet and a 1" soft cone of a 6 1/2” Woofer with 10 oz ceramic magnet and a 1” soft cone
tweeter. Each pair comes W|th_mount|ng bracket, paintable grills tweeter. Each pair comes with mounting bracket, paintable grills
and template for easy Installation. and template for easy Installation.

Specifications
Frequency Response
50 Hz-20 KHz
Power Handling

60 Watts Max./Pair
Impedance 8 ohms
Sensitivity 90dB
Dimensions
11" Hx 7.5” Wx 2.75” D

Specifications
Frequency Response
40 Hz-20 KHz
Power Handling

80 Watts Max./Pair
Impedance 8 ohms
Sensitivity 90dB
Dimensions
12”Hx 8.5”Wx 3.0”D

PREMIUM COM-V VIDEO CABLE:

Component Video Cable is designed to provide an excellent video signal transfer and
a high degree of protection against unwanted electromagnetic interference. The
Premium Com-V video cables from LKG have two layers of shielding. To protect
against high frequency noise and interference, an aluminum mylar shield covers
100% of the polyethylene dielectric surface. Oxygen free cables are used to protect
against low frequency noise and interference. The Premium Com-V video cable has
color-coded molded RCA connectors (Green, Red, & Blue) with gold plated contacts
for better contact resistance. No. 45-3703 - 3 ft.

No. 45-3706 - 6 ft.
No. 45-3712 - 12 ft.

Com-V Video Cables
DVD Component Video Cables

For TV & DVD players equipped with Component Video jacks.
Component video connectors bypass the TV’s Y/C separator and Color
Decoder, routing the color (Y, Cr, Cb) directly into TV’s matrix decoder.
Sending the pure DVD component Video signal to an input-equipped dis-
play device (such as a TV) the DVD signal forgoes extra processing that
normally degrade the image. This vastly improved video can result only if
cables have been designed for use in this application.

LKG Com-V Video Cables are supplied with three (3) color coded RCA
male connectors on each end. These cables are fully in compliance with Note: these letters are screen drive signals,
industry standards and compatible with DVD players from makers such “Y”=Green, “Cr’=Red, “Cb"=Blue

as Panasonic, Pioneer, Toshiba, Sony etc.

No. 45-3303 3 ft.
No. 45-3306 6 ft.
No. 45-3312 12 ft.
No. 45-3325 25 ft.
No. 45-3350 50 ft.

No. 45-3503 - 3it
No. 45-3506 - 61t
No. 45-3512 - 121t

COM - V VIDEO CABLES PLUS:

We combined component video cables (3 RCA - 3 RCA)
and audio cables (2 RCA - 2 RCA) in one. Cables are
color - coded with Gold plated RCA Plugs. Available in 3

lengths. Component video = red, blue, green

Audio cables = white, red
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