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EXTENSION CORD ASSEMBLIES RETRACTILE HANDSET CORDS
Available in ten colors. 

Please specify color by using following suffix letters:MODULAR PLUG to 4 COLOR-CODED SPADE LUGS

6 CONDUCTOR and 8 CONDUCTOR COILED CORD

6 CONDUCTOR COILED CORD

Length
7 ft. Black

14 ft. Black
7 ft. Silver

14 ft. Silver 

Data
No. 75-356
No. 75-358
No. 75-360
No. 75-362

8 CONDUCTOR COILED CORD

Voice
No. 75-364
No. 75-366
No. 75-368
No. 75-370

Voice
No. 75-348
No. 75-350
No. 75-352
No. 75-354

Length
7 ft. Black

14 ft. Black
7 ft. Silver

14 ft. Silver 

Data
No. 75-372
No. 75-374
No. 75-376
No. 75-378

Coiled cords in 6 conductor with standard 6P/6C modular plugs and 8 conductor with 8P/8C mod-
ular plugs. These cords are offered in black and silver and wired for voice (Pin 1-6, Pin 1-8) or
data (Pin 1-1) use for phone, computer, cellular phone etc.

MODULAR PLUG to MODULAR JACK

MODULAR PLUG to DUAL MODULAR JACK

No. TEC27 - 25 ft. - Silver Satin
No. TEC27M - 14 ft. - Silver Satin
No. TEC27S - 7 ft. - Silver Satin

No. TEC23 - 25 ft. - 4 Conductor - Ivory
No. TEC23WH - 25 ft. - 4 Conductor - White
No. TEC23M - 14 ft. - 4 Conductor - Ivory
No. 75-328 - 14 ft. - 4 Conductor - White
No. TEC236 - 25 ft. - 6 Conductor - Ivory
No. TEC21 - 25 ft. - 8 Conductor - Ivory

White - WH
Beige - BG
Black - BL
Almond - AL
Brown - BR
Ivory - IV
Oyster Grey - OG
Charcoal Grey - CG

No. TEC24 - 12 ft. - 4 Conductor - Ivory
No. 75-227 - 12 ft. - 4 Conductor - White
No. TEC22 - 25 ft. - 4 Conductor - Ivory
No. 75-237 - 25 ft. - 4 Conductor - White
No. TEC226 - 25 ft. - 6 Conductor - Ivory
No. TEC228 - 25 ft. -8 Conductor - Ivory

No. TEC25 - 25 ft. - Fully extended
No. TEC25M - 14 ft. - Fully extended
No. TEC25S - 7 ft. - Fully extended 

INDUSTRIAL EXTENSION TELEPHONE BELL RINGER
for Indoor / Outdoor Use

No. TEC49 
FCC Listed, REN 0.8A

A weather-resistant bell loud enough to be heard in the noisiest factory or over extended dis-
tances outdoors, but has an adjustable loudness control that makes it ideal for a quiet patio or
home. A real necessity for those with a hearing impairment.
This ringer can work in conjunction with your present phone ringer or independently, if so
desired. Installation is simple, just use a 4-conductor extension cable (not supplied) with 4 con-
tact modular plugs at both ends. Plug one end into the jack on the No. TEC49 ringer and the
other into any modular jack on the line. If no spare jack is available, a dual adaptor, such as
Philmore’s No. TEC29, will enable it to share a jack with an existing telephone.
SPECIFICATIONS:
Sound Pressure Level: +95dB (excitation 20 Hz., 60 V, rms)
Minimum Operating Voltage: 40 Volts rms (20Hz) rated; average less
than 40 volts.
Ringer Impedance: more than 8K ohms at 20 Hz.

CORD MANAGER

Automatic retractable telephone cord from base to
handset (4 Conductor). Three attractive colors from
which to choose. 10 ft. extended, 8” retracted.

No. 75-505 - Ivory
No. 75-510 - Black
No. 75-515 - Silver/Clear


