THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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NOTES:

I. REFER TO CURRENT PRICE SHEET FOR PART NUMBER
SUFFIX DESIGNATION FOR PACKAGE SIZE, AND COLOR.

2. (o) DIMENSIONAL VARIANCE IS POSSIBLE DUE
TO MOLDING PROCESS RELATED SINKMARKS.

3. APPLICATION SPECIFICATIONSS
RECTANGULAR HOLE: 3.5 % 8.0 mm
PANEL. THICKNESS: 0.8 - 4.0 mm
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'. 77—} MDD CORP. TIMLEY PARK, ILLINOIS

HARNESS CLIP FOR EDGE MOUNT

UNLESS OTHERWISE SPECIFIED, ALL
DIMENSIONS ARE METRIC
TOLERANCE: 0.5 mm
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