THIS COPY

[S PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED

IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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SIS0X225TAT GMT | 2.25 (57.2 ] 0.75 [ 19. 2.50 [63.5 ] 5000
S1S0X150VATY| GMVI6 1.50 [ 38.1 ] 0.50 [ 12. 1.75 [ 44.45 ] > 5000
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"GMV16 OR GMVI7" WAS "GMV".

A N D U } CORP. TINLEY PARK, ILLINOIS

6 [1oszs/11|RVU 6548
ADD +/-.062 AND UPDATE ALL
5 [12710709| RVUINMSAD| STANDARD TOLERANCES. 5469 CUSTOMER DRAWING OPTIMUM SELF -LAM.
2 |asoas08 | RVU R REMOVED NOTES 2. ADD TOL. ON S SI50X***xVATY
/ /
MSAD| TITLE AREA. 2 DECIAL PLCS. THERMAL TRANSFER PRINTABIE | ABFL S
CHANGE FORMAT "B TO "A° UNLESS OTHERWISE SPECIFIED, UNLESS OTHERWISE SPECIFIED,
S |5/ tavos [RVUIRVU 0440 DIMENSIONAL TOLERANCES ARE: .
GMV 16 WAS GMV3. CHANGE TOL. FROM +/-.031 (%) L 12 (XXX o+ 025 V!
2 |4s18/08 |RVU|DWY 18D+f616?50° TITLE TOL. TO INCREASE WITH +/- .050 | 5400 (CXX) + 062 ANGLES + IN INCHES, THIRD ANGLE PROJECTION.
ADDED NEW PART, S150X225TAT. FOR DRAUN BY T ScALE
L | 8/25/07| RVU| DWY| 5180%400VATY, STD. PKG. QTY. WAS 5000. 5020 =1VI8 MATTL: NTS
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