Material High Conductivity
Seammless Copper Tube

Plating Electro-Tin

Wire Size 2 AWG

Wire Type Stranded Copper; Class B:

Compact, Compressed or
Concentric, Class C: Concentric

Wire Strip Length

18/161n.

Stud Size

5/16in.

UL Listed Wire
Connector

Yes, for applications up 1o 35kv.
Consult cable manufacturer for
voltage stress relief instructions
with applications greater than
2000 volts.

UL Temperature 20° C
Rating

C.S.A Certified Yes
Wire Connector

Panduit Color Code | BROWN
on Barrel

Panduit Die Index No.| P33

on Barrel

Alternate Industry (10)

Die Index No. ()

on Barrel
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LCAZ-56H-Q
10319 Copper Lug - Cne-Hole, Standard Barrel, 45° Angle Tongue
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