
SOLUTIONS PRODUCTS AND SERVICES SUPPORT ABOUT US Search Panduit.com  

infrastructure for a connected world FOLLOW USREGISTER / LOG INENGLISH[CHANGE]UNITED STATES

Color Natural

Environment Indoor

Flammability Rating UL94V-2

Height (In.) 1.42

Height (mm) 36.2

Material Nylon 6.6

Max. Bundle Capacity (In.) 0.50 X 1.00

Max. Bundle Capacity (mm) 12.7 X 25.4

Max. Panel Thickness (In.) 0.04

Max. Panel Thickness (mm) 1.0

Mounting Method Push Barb

Panel Hole Diameter (In.) 0.19

Panel Hole Diameter (mm) 4.7

UL Recognized E136577

Width (In.) 0.56

Width (mm) 14.2

RoHS Compliancy Status Compliant

Min. Order Qty. 1,000
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DESIGN / INSTALL

  

VWS50100-M

Vertical wire saddle, .50" x 1.00" (12.70mm x 25.40mm) bundle, natural, bulk package.
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