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VeriSafe Connection Kit for Tapping 8 to 4 AWG conductors. For use with VeriSafe Absence of

BUY NOW Voltage Tester.

DESIGN / INSTALL

Body Hex 112

CE Compliant No

CSA Certified No

Conductor Size Run 8 AWG/4 AWG

Connection Type Copper to Copper

Length (In.) 12.75

Length (mm) 323.85

Material Copper (split bolts) / Polypropylene (covers) / Copper Alloy (ferrules)
Min. Tap with One Max. Run 14 AWG

Nut Hex 1/2"

Part Features Split Bolts (6), Insulating Covers (6), Ferrules (12)
Range of Equal Run & Tap Min. 8 AWG

Range of Equal Run and Tap Max. 4 AWG

Tightening Torque (In-Lbs) Split Bolt: 165
UL Listed No

RoHS Compliancy Status Compliant
Min. Order Qty. 1

LEGAL INFORMATION | PRIVACY POLICY | CONTACT US | SITE MAP | WHERE TO BUY | JOBS | UNSUBSCRIBE


http://www1.panduit.com/en/product/VS-CKBB8-4#
https://www.panduit.com/IwePortal/faces/oracle/webcenter/portalapp/pages/login.jspx
http://www1.panduit.com/wcs/Satellite?ReferrerUrl=%2Fwcs%2FSatellite%3Fc%3DPage%26amp%3Bchildpagename%3DPanduit_Global%252FPG_Layout%26amp%3Bcid%3D1345577285600%26amp%3Bpackedargs%3Ditem_id%253DVS-CKBB8-4%2526locale%253Den_us%26amp%3Bpagename%3DPG_Wrapper&locale=en_us&pagename=Panduit_Global%2FPage%2FWorldwide%2FDetail&site=Panduit_Global&iframe=true&width=800&height=300
https://www.panduit.com/content/panduit/en/home.html
http://www1.panduit.com/en/product/VS-CKBB8-4#
http://www1.panduit.com/en/product/VS-CKBB8-4#
http://www1.panduit.com/en/product/VS-CKBB8-4#
http://www1.panduit.com/en/product/VS-CKBB8-4#
http://www1.panduit.com/en/product/VS-CKBB8-4#
http://www1.panduit.com/en/product/VS-CKBB8-4#
http://hosted.where2getit.com/panduitpartner?iframe=true&width=942&height=600
https://www.panduit.com/IwePortal/faces/oracle/webcenter/portalapp/pages/PremiumContentRegistration.jspx?requestedUrl=http://www1.panduit.com:80/wcs/Satellite?c=pg_Product_C&childpagename=Panduit_Global%2Fpg_Product_C%2FProductClassification%2FAddDetail&cid=1336168752305&packedargs=locale%3Den_us&pagename=PG_Wrapper&type=fav&partNumber=VS-CKBB8-4&iframe=true&width=980&height=600
https://www.panduit.com/IwePortal/faces/oracle/webcenter/portalapp/pages/PremiumContentRegistration.jspx?requestedUrl=http://www1.panduit.com:80/wcs/Satellite?c=pg_Product_C&childpagename=Panduit_Global%2Fpg_Product_C%2FProductClassification%2FAddDetail&cid=1336168752305&packedargs=locale%3Den_us&pagename=PG_Wrapper&type=bom&partNumber=VS-CKBB8-4&iframe=true&width=980&height=600
http://www1.panduit.com/en/legal-information
http://www1.panduit.com/en/about-us/overview/privacy-policy
http://www1.panduit.com/en/footer/about-us/overview/contact-us
http://www1.panduit.com/en/sitemap
http://www1.panduit.com/en/support/where-to-buy
http://www1.panduit.com/en/about-us/jobs/jobs-homepage
http://www1.panduit.com/en/unsubscribe

