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Video Splitters

900 MHz TV Splitters

= DC Power blocked = Epoxy sealed rear plate

Fig. 1 Fig. 2 Fig. 3

Fig. 4 Fig. 5 Fig. 6

Item # Figure Description

VSP-1210 FIG. 1 2 WAY 900 MHZ MINI SPLITTER

VSP-1220 FIG. 2 2 WAY 900 MHZ STANDARD SPLITTER

VSP-1320 FIG. 3 3 WAY 900 MHZ STANDARD SPLITTER

VSP-1420 FIG. 4 4 WAY 900 MHZ STANDARD SPLITTER

VSP-1620 FIG. 5 6 WAY 900 MHZ STANDARD SPLITTER

VSP-1820 FIG. 6 8 WAY 900 MHZ STANDARD SPLITTER

3 GHz Satellite Splitters

= Quality 3 GHz digital splitter = One port power passing = Solder sealed rear plate

Fig. 7 Fig. 8
Item # Figure Description
VSP-2402 FIG. 7 2 WAY 3 GHZ 1 PORT POWER-PASSING SATELLITE SPLITTER
VSP-2403 FIG. 8 3 WAY 3 GHZ 1 PORT POWER-PASSING SATELLITE SPLITTER
VSP-2404 FIG. 9 4 WAY 3 GHZ 1 PORT POWER-PASSING SATELLITE SPLITTER
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1 GHz Cable TV Horizontal Splitters

= 1 GHz digital TV horizontal Splitters = Solder Sealed Rear Plate = DC Power blocked

Item #

Fig. 1

VSP-2220
VSP-2320
VSP-2420

Figure
FIG. 1
FIG. 2
FIG. 3

Description

2 WAY DIGITAL HORIZONTAL 1 GHZ SPLITTER
3 WAY DIGITAL HORIZONTAL 1 GHZ SPLITTER
4 WAY DIGITAL HORIZONTAL 1 GHZ SPLITTER

1 GHz Cable TV Vertical Splitters

= 1 GHz digital TV vertical splitters = Solder sealed rear plate = DC Power blocked

Item #

VSP-4120
VSP-4140
VSP-4160
VSP-4180

Figure
FIG. 4
FIG. 5
FIG. 6
FIG. 7

Description

2 WAY DIGITAL VERTICAL 1 GHZ SPLITTER
4 WAY DIGITAL VERTICAL 1 GHZ SPLITTER
6 WAY DIGITAL VERTICAL 1 GHZ SPLITTER
8 WAY DIGITAL VERTICAL 1 GHZ SPLITTER
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Bulk Cable Wall Plates

(@)

fam) = Reversible nose insert installation feature

fu— = Polished professional finish

]

S

(@) Item # Figure Color Description

E VHT-8101 FIG. 1 WHITE | SINGLE-GANG BULK CABLE WALL PLATE

- VHT-8102 FIG. 1 SINGLE-GANG BULK CABLE WALL PLATE

< VHT-8103 FIG. 1 SINGLE-GANG BULK CABLE WALL PLATE
Fig. 1 VHT-8104 FIG. 1 SINGLE-GANG BULK CABLE WALL PLATE

05 VHT-8201 FIG. 2 DUAL-GANG BULK CABLE WALL PLATE

— VHT-8202 FIG. 2 DUAL-GANG BULK CABLE WALL PLATE

E VHT-8203 FIG. 2 DUAL-GANG BULK CABLE WALL PLATE

a VHT-8204 FIG. 2 DUAL-GANG BULK CABLE WALL PLATE

-

TV Wall Plates

Fig. 2
= For Installation of cable & satellite TV
= Assortment of F-81 wall plates
® 9
~ Item # Figure Color Description
@ NTP-1901 FIG. 3 [ woRy | COMBO 4C RJ-11/ F-81 WALLPLATE, 6P4C
@ NTP-1902 FIG. 3 [ WHTE | COMBO 4C RJ-11/F-81 WALLPLATE, 6P4C
' VWP-1101 FIG. 4 [ woRy | SINGLE F-81 WALL PLATE, 1GHZ, 6P4C
VWP-1102 FIG. 4 [ WHITE | SINGLE F-81 WALL PLATE, 1GHZ, 6P4C
® 0
Fig. 3 Fig. 4

F Type Adapters

= 75/300 Ohm Baluns transformer

Item # Figure Color Description
VMT-2000 FIG. 5 75-300 OHM OUTDOOR BALUN W/ #10 WIRES

VMT-4000 FIG. 6 75-300 OHM INDOOR TRANSFORMER

Cable Mounts

_% = Cable clips for indoor installations
Fig. 7 Item # Figure Color Description
VCC-1101 FIG. 7 WHITE | RG-59 CABLE CLIP, 100PK
VCC-1102 FIG. 8 RG-59 CABLE CLIP, 100PK
Fig. 8 VCC-2101 FIG. 7 WHITE | RG-6 CABLE CLIP, 100PK
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VCC-2102 FIG. 8 RG-6 CABLE CLIP, 100PK
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In-Wall Power & A/V Extensions

In-Wall 2-Outlet (Pre-Wired)

= ldeal for wall mounted TV Installations

= Brush cable entry to keep dust out

= Conceals unsightly cables behind the wall
= Easy & safe to install AC Power to the TV

= Snap together pre-wired power connection
= No direct wiring to an electrical circuit

= 2-outlet molded construction

= Includes 6 ft. AC Power Extension

In-Wall 1-Outlet Pro Contractor Edition
= Conceals unsightly cables behind the wall

= Manual wiring to an electrical circuit

= Includes 6 foot AC Power Extension

Pre-wired PowerConnectors

mrTmT—

Q0

ot

Item # Figure Color Description
TWO-CK FIG. 1 [ wHITE | IN-WALL 2-OUTLET (PRE-WIRED)
*6 FT. AC CABLE INCLUDED
VHT-7101 FIG. 1 [ WHITE | IN-WALL 1-OUTLET PRO CONTRACTOR

(MANUAL WIRING) *ROMEX NOT INCLUDED

HDMI Wall Plates

= 4K2K high-resolution
= 90 Degree HDMI rear cable entry connections

= Smooth professional finish
Hom - .2

WIGH DEFINITION MULTIMEDIS INTERFACE ULTRA HD READY
Item # Figure Color Description
VHT-9401 FIG. 2 WHITE | SINGLE-PORT, HDMI SINGLE-GANG WALL PLATE
VHT-9402 FIG. 2 WHITE DUAL-PORT, HDMI SINGLE-GANG WALL PLATE

HDMI Repeater Wall Plates

= 1080p distances up to 100 feet
= No power required

Homi <

HIGH DEFIMITION MULTIMEDLA INTERFACE

Item # Figure Color Description
HDI-9411 FIG. 3 WHITE | HDMI (F-F) REPEATER WALL PLATE

AV Cables not included

[,
- -

L

1
‘ Fig. 1
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Toslink Audio Cables & Converters

Fig. 2

(@)

L

o = Provides a digital audio signal

fu— = Fiber optic cable design

— = Durable housin

= 9

(@)

E Fig. 1 Item # Figure Description

- NFT-1003 FIG. 1 3 FT. TOSLINK TO TOSLINK FIBER CABLE ASSEMBLY

< NFT-1006 FIG. 1 6 FT. TOSLINK TO TOSLINK FIBER CABLE ASSEMBLY
NFT-1012 FIG. 1 12 FT. TOSLINK TO TOSLINK FIBER CABLE ASSEMBLY

05 NFT-1020 FIG. 1 20 FT. TOSLINK TO TOSLINK FIBER CABLE ASSEMBLY

— NFT-4022 FIG. 2 TOSLINK/COAX TO ANALOG R/L AUDIO CONVERTER

a

-

Toslink Switchers

= 3 way of optical fiber signals switches to 1 SPDIF/Toslink signal receiving device
= IR receiver and remote included
= Output up to 40 meters

Item # Figure Description
Fig. 3 NFT-4031 FIG. 3 TOSLINK 3X1 SWITCHER W/ REMOTE

3.5 mm Stereo/RCA Adapter Cables

= |deal for audio mono and stereo installations
= 3.5 mm Stereo Cables offers Pro-Series molded boots
= Color-coded shielded flexible adapter cables

Item # Figure Description

VCA-7103 FIG. 4 3 FT 3.5 STEREO (M-M) CABLE

VCA-7106 FIG. 4 6 FT. 3.5 STEREO (M-M) CABLE

VCA-7112 FIG. 4 12 FT. 3.5 STEREO (M-M) CABLE

VCA-7303 FIG. 5 3 FT. DUAL RCA (M) TO 3.5 STEREO (M) ADAPTER CABLE
VCA-7306 FIG. 5 6 FT. DUAL RCA (M) TO 3.5 STEREO (M) ADAPTER CABLE
VCA-7312 FIG. 5 12 FT. DUAL RCA (M) TO 3.5 STEREO (M) ADAPTER CABLE
VCA-7010 FIG. 6 6" DUAL RCA (F) TO 3.5 STEREO (M) ADAPTER CABLE
VCA-7020 FIG. 7 6" DUAL RCA (M) TO RCA (F) ADAPTER CABLE
VCA-7030 FIG. 8 6" DUAL RCA (F) TO RCA (M) ADAPTER CABLE
VCA-7070 FIG. 9 6" DUAL RCA (M) TO 3.5 STEREO (F) ADAPTER CABLE

i ff;!.

Fig. 6 Fig. 7 Fig. 8 Fig. 9
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Stereo RCA Audio Cables

= |deal for stereo audio connections
= Color-coded shielded flexible cable

Item # Figure Description

VCA-3103 FIG. 1 3 FT. DUAL RCA (M) TO DUAL RCA (M) STEREO CABLE
VCA-3106 FIG. 1 6 FT. DUAL RCA (M) TO DUAL RCA (M) STEREO CABLE
VCA-3112 FIG. 1 12 FT. DUAL RCA (M) TO DUAL RCA (M) STEREO CABLE
VCA-3125 FIG. 1 25 FT. DUAL RCA (M) TO DUAL RCA (M) STEREO CABLE

Five RCA Component A/V Cables

= Ideal for high quality analog audio and video connections
= Gold plated connectors
= Color-coded shielded flexible cable

Item # Figure Description
VCA-6406 FIG. 2 6 FT. FIVE RCA COMPONENT (M-M) CABLE
VCA-6412 FIG. 2 12 FT. FIVE RCA COMPONENT (M-M) CABLE

Triple RCA Component Video Cables

= |deal for high quality analog video connections
= Gold plated connectors
= Color-coded shielded flexible cable

Item # Figure Description

VCA-6303 FIG. 3 3 FT. (3) RCA (M-M) COMPONENT CABLE
VCA-6306 FIG. 3 6 FT. (3) RCA (M-M) COMPONENT CABLE
VCA-6312 FIG. 3 12 FT. (3) RCA (M-M) COMPONENT CABLE
VCA-6325 FIG. 3 25 FT. (3) RCA (M-M) COMPONENT CABLE
VCA-6350 FIG. 3 50 FT. (3) RCA (M-M) COMPONENT CABLE

Triple RCA Composite Cables

= Molded (2) Audio / (1) Video Composite Cables
= Gold plated connectors

= Color-coded shielded flexible cable

= 75 Ohm impedance

Item # Figure Description

VCA-3203 FIG. 4 3 FT. (3) RCA (M-M) COMPOSITE CABLE
VCA-3206 FIG. 4 6 FT. (3) RCA (M-M) COMPOSITE CABLE
VCA-3212 FIG. 4 12 FT. (3) RCA (M-M) COMPOSITE CABLE
VCA-3225 FIG. 4 25 FT. (3) RCA (M-M) COMPOSITE CABLE
VCA-3250 FIG. 4 50 FT. (3) RCA (M-M) COMPOSITE CABLE

www.QuestTechnologylntl.com
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HDMI Cables
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HDMI High Speed Cables w/ Ethernet

HDMI High Speed Cables w/ Ethernet
= 4K2K high-resolution, up to 2160p

= Data speeds up to 18 Gbps

= CLa3 fire rated jacket for in-wall installations

= Molded, gold plated connectors

Item # Color Description

HDI-1403 — 3 FT. HDMI (M-M) 4K2K CABLE W/ HIGH SPEED ETHERNET
HDI-1406 I 6 FT. HDMI (M-M) 4K2K CABLE W/ HIGH SPEED ETHERNET
HDI-1410 — 10 FT. HDMI (M-M) 4K2K CABLE W/ HIGH SPEED ETHERNET
HDI-1412 — 12 FT. HDMI (M-M) 4K2K CABLE W/ HIGH SPEED ETHERNET
HDI-1415 — 15 FT. HDMI (M-M) 4K2K CABLE W/ HIGH SPEED ETHERNET
HDI-1420 — 20 FT. HDMI (M-M) 4K2K CABLE W/ HIGH SPEED ETHERNET
HDI-1425 — 25 FT. HDMI (M-M) 4K2K CABLE W/ HIGH SPEED ETHERNET
HDI-1430 I 30 FT. HDMI (M-M) 4K2K CABLE W/ HIGH SPEED ETHERNET
HDI-1440 — 40 FT. HDMI (M-M) 4K2K CABLE W/ HIGH SPEED ETHERNET
HDI-1450 — 50 FT. HDMI (M-M) 4K2K CABLE W/ HIGH SPEED ETHERNET

Redmere Cable, HDMI High Speed w/ Ethernet
= 4K2K high-resolution, up to 2160p

= Data speeds up to 10.2 Gbps

= Built-in IC5110 Amplifier for quality extended distances

= CL3 fire rated jacket for in-wall installations

= Molded, gold plated connectors

Item # Color Description

HDI-2150 BN 50 FT HDMI (M-M) 4K2K REDMERE CABLE W/ HS ENET.
HDI-2175 IR 75 FT HDMI (M-M) 4K2K REDMERE CABLE W/ HS ENET.
HDI-2100 — 100 FT. HDMI (M-M) 4K2K REDMERE CABLE W/ HS ENET.

Ultra-Slim Flexible HDMI High Speed w/ Ethernet
= 4K2K high-resolution, up to 2160p

= Data speeds up to 18 Gbps

= Ultra-slim flexible cable with low profile mold

= Cable diameter of 0.5 mm

Item # Color Description

HDI-2303 3 FT. HDMI (M-M) 4K2K ULTRA SLIM CABLE W/ HS ENET.
HDI-2306 6 FT. HDMI (M-M) 4K2K ULTRA SLIM CABLE W/ HS ENET.
HDI-2312 12 FT. HDMI (M-M) 4K2K ULTRA SLIM CABLE W/ HS ENET.

HDMI High Speed w/ Ethernet 360 Degree Swivel
= 4K2K high-resolution, up to 2160p

= Designed with 360 degree swivel connector

= Data speeds up to 18 Gbps

Item # Color Description
HDI-2806 6 FT. HDMI (M-M) 4K2K 360° SWIVEL CABLE W/ HS ENET.

HDI-2812 12 FT. HDMI (M-M) 4K2K 360° SWIVEL CABLE W/ HS ENET.




HDMI High Speed Extensions w/ Ethernet

HDMI High Speed Extension w/ Ethernet
= 4K2K high-resolution, up to 2160p

= Male-to-Female HDMI extension cable

= Data speeds up to 18 Gbps

Item # Color Description
HDI-2206 — 6 FT. HDMI (M-F) 4K2K EXTENSION CABLE W/ HS ETHERNET
HDI-2212 — 12 FT. HDMI (M-F) 4K2K EXTENSION CABLE W/ HS ETHERNET

HDMI High Speed Right Angle Cable
= Female-to-Right Angle Male HDMI connector

= Angled for efficient access up against walls

= 4K2K high-resolution, up to 2160p

= Data speeds up to 18 Gbps

Item # Color Description
HDI-2701 — 6" HDMI (F) TO RIGHT ANGLE (M) 4K2K ADAPTER CABLE

HDMI Cable Technical Specifications

Item # Amplifier IC Wire AWG Wire Type Wire OD
HDI-1403 N/A 28 STRANDED 7.3 MM
HDI-1406 N/A 28 STRANDED 7.3 MM
HDI-1410 N/A 28 STRANDED 7.3 MM
HDI-1412 N/A 28 STRANDED 7.3 MM
HDI-1415 N/A 28 STRANDED 7.3 MM
HDI-1420 N/A 26 STRANDED 8.5 MM
HDI-1425 N/A 26 STRANDED 8.5 MM
HDI-1430 N/A 26 STRANDED 8.5 MM
HDI-1440 N/A 26 STRANDED 8.5 MM
HDI-1450 N/A 26 STRANDED 8.5 MM
HDI-2150 IC5110 24 STRANDED 9.5 MM
HDI-2175 IC5110 24 STRANDED 9.5 MM
HDI-2100 IC5110 24 STRANDED 9.5 MM
HDI-2206 N/A 26 STRANDED 8.5 MM
HDI-2212 N/A 26 STRANDED 8.5 MM
HDI-2303 N/A 32 SOLID 5.0 MM
HDI-2306 N/A 32 SOLID 5.0 MM
HDI-2312 N/A 32 SOLID 5.0 MM
HDI-2701 N/A 30 STRANDED 6.0 MM
HDI-2806 N/A 30 STRANDED 6.0 MM
HDI-2812 N/A 30 STRANDED 6.0 MM

Homn - . 3

HIGH DEFINITION MULTIMEDLA INTERFACE

Jacket

CL3
CL3
CL3
CL3
CL3
CL3
CL3
CL3
CL3
CL3
CL3
CL3
CL3
PVC
PVC
PVC
PVC
PVC
PVC
PVC
PVC

Resolution
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p
2160p

ULTRA HO  peapy

Data Speed
18 Gbps

18 Gbps

18 Gbps

18 Gbps
<10.2 Gbps
<10.2 Gbps
<10.2 Gbps
<10.2 Gbps
<10.2 Gbps
<10.2 Gbps
<10.2 Gbps
<10.2 Gbps
<10.2 Gbps
18 Gbps

18 Gbps

18 Gbps

18 Gbps
<10.2 Gbps
18 Gbps

18 Gbps
<10.2 Gbps

HDMI, the HDMI Logo, and High-Definition Multimedia Interface are trademarks or registered trademarks of HDMI Licensing, LLC
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HDMI Auto Switchers w/ Remote

= Multifunctional on switching: manual and automatic = Support 600 MHz/6.0 Gbps per channel bandwidth
= IR extender receiver and remote included = Supports compressed and uncompressed audio
= Available in standard and mini, 3x1 and 5x1 switchers = Deep color up to 36-bit
= 4K2K high-resolution (4K2K@60Hz), 1080p and 3D = CEC pass-through functional remote

’ HDMI Switah

ol

=

& AUDIO/VIDEO

5 Port Amplifier Selector
Ramats Gontral

Fig. 1 Fig. 2

HDMI Switcher

JBUYDIIANE (NG

Fig. 3 Fig. 4

Homl -~ L

WIGH DEFINITIDN MULTIMEDIA INTERFACE ULTRA HD READY

Item # Figure Description

HDI-4231 FIG. 1 HDMI 3X1 V2.0 AUTO SWITCHER W/ REMOTE, 4K2K@60HZ (MANUAL OPTION)
HDI-4251 FIG. 2 HDMI 5X1 V2.0 AUTO SWITCHER W/ REMOTE, 4K2K@60HZ (MANUAL OPTION)
HDI-4431 FIG. 3 HDMI 3X1 V1.4 AUTO SWITCHER W/ REMOTE (MANUAL OPTION)

HDI-4451 FIG. 4 HDMI 5X1 V1.4 AUTO SWITCHER W/ REMOTE (MANUAL OPTION)
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HDMI Switcher/Splitter Cables

= Auto Switcher Cable switches between 3 HDMI sources ® Manual or automatic switching

= Bi-Direction Cable functions as a 3x1 switcher or 1x3 splitter = Will automatically select active source
= 4K2K high-resolution, 1080p and 3D = CEC pass-through function

= 340 MHz/3.4 Gbps per channel bandwidth = 20 inches cable length

TIXV0J 44 \\ 378vI ? IHIM \\ JI1d0 H3gid \\E]NI'IHUD GEIHH.LOHH.LS\

b
HDMI Auto Switcher Cable HDMI Bi-Direction Switcher/Splitter Cable
Fig. 1 Fig. 2
- AL \
Homl = &
IGH CEFINITION MULTIMEDIA INTERFAGE ULTRA HD READY
Item # Figure Description
HDI-4031 FIG. 1 HDMI 3X1 AUTOMATIC SWITCHER CABLE, 4K2K, 23" (MANUAL OPTION)
HDI-4013 FIG. 2 HDMI BI-DIRECTION SWITCHER/SPLITTER CABLE, 4K2K@60HZ, 20" (MANUAL OPTION)
HDMI Splitters
= One HDMI Input, multiple HDMI outputs = Support 600 MHz/6.0 Gbps per channel bandwidth =
= Available in standard 1x4 and Mini 1x2 Splitters = Supports compressed and uncompressed audio ;E
= 4K2K high-resolution (4K2K@60Hz), 1080p and 3D = Deep color up to 36-bit ;
=
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Fig. 3 Fig. 4 Fig. 5 Fig. 6 m
| =
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Item # Fugure Description g
HDI-4212 FIG. 3 HDMI 1X2 V2.0 SPLITTERS, 4K2K@60HZ (18 Gbps) ;‘
HDI-4214 FIG. 4 HDMI 1X4 V2.0 SPLITTERS, 4K2K@60HZ (18 Gbps) g
HDI-4412 FIG. 5 HDMI 1X2 V1.4 SPLITTERS, 4K2K@60HZ (10.2 Gbps) é‘
HDI-4414 FIG. 6 HDMI 1X4 V1.4 SPLITTERS, 4K2K@60HZ (10.2 Gbps) =
=
(=]
r
(]
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HDMI Converters & Scalers

(@)
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(@)
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o

— Component AV to HDMI HDMI to Component AV HDMI 3D to HDMI 4K2K Up-Scaler
= fig. 1 Fig. 2 Fig. 3
(e}

=

Composite AV to HDMI HDMI to Composite AV Composite AV & S-Video to HDMI
Fig. 4 Fig. 5 Fig. 6

» VGA & Stereo to HDMI HDMI to VGA & Stereo

E Fig. 7 Fig. 8

(3~)

(«5)

(= ™
) Homi
I HIGH DEFINITION MULTIMEDIA INTERFACE
o Item # Figure Input Output Type

7 HDI-6100 FIG. 1 COMPONENT AV HDMI PLUG & PLAY UP-SCALER

E HDI-6101 FIG. 2 HDMI COMPONENT AV PLUG & PLAY CONVERTER

= HDI-6402 FIG. 3 HDMI 3D HDMI 4K2K PLUG & PLAY UP-SCALER

q,>> HDI-6103 FIG. 4 COMPOSITE AV HDMI PLUG & PLAY UP-SCALER

g HDI-6104 FIG. 5 HDMI COMPOSITE AV PLUG & PLAY CONVERTER
(&b} HDI-6105 FIG. 6 COMPQOSITE AV & S-VIDEO HDMI PLUG & PLAY UP-SCALER

E HDI-6150 FIG. 7 VGA & 3.5 STEREO HDMI PLUG & PLAY UP-SCALER

o HDI-6107 FIG. 8 HDMI VGA & 3.5 STEREO PLUG & PLAY CONVERTER

ag
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Integrated signal amplifier for extending HDMI cables Iron shell for better EMI mitigation

8 levels of equalization supports HDMI 4K2K up to 35 meters Supports compressed and uncompressed audio
(115 ft.), and HDMI 1080p up to 45 meters (148 ft.) Self-powered, fast and easy installation
4K2K high-resolution (4K2K@30Hz), 1080p and 3D Deep color up to 36-bit

Support 340 MHz/3.4 Gbps per channel

Fig. 1

-

Homl - .

HIGH DEFINITION MULTIMEDIA INTERFACE ULTRA HD

HDI-9410 FIG. 1 HDMI 4K2K REPEATER, 35 METERS (115 FT)

CAT5E/6 cable can substitute for HDMI cable to achieve long distance transmissions
Up to 60 meters (196 ft.) transmission for 1080p using CAT 6 Cable

Auto-adjustment of feedback and equalization regardless of the cable length

1.65 MHz/1.65 Gbps bandwidth supports 1080p/1080i display

P
<is

READY

HDI-5160 FIG. 2 HDMI 1080p OVER SINGLE CAT5E/6 CABLE, 60 METERS (196 FT.)

www.QuestTechnologylntl.com
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HDMI Passive Adapters

o
Ll

o

=

\ -

(@) _

o Ny,

=)

= ~

o HDMI HDMI HDMI

—_ A (M-F) Flat 90° A (M-F) Flat 270° A (M-F) 90° Elbow
— Fig. 1 Fig. 2 Fig. 3

=)

-

HDMI HDMI HDMI
A (M-F) 270° Elbow Mini C (M) to A (F) Mini C (F) to A (M)
Fig. 4 Fig. 5 Fig. 6

HDMI HDMI HDMI
Micro D (M) to A (F) Micro D (F) to A (M) A (F-F) Inline Coupler
Fig. 7 Fig. 8 Fig. 9

Homn - . 3

WIGH DEFINITION MULTIMEDIA INTERFACE ULTRA HOD READY
Item # Figure Description
HDI-1501 FIG. 1 HDMI A (M-F) FLAT ADAPTER 90 DEGREE
HDI-1502 FIG. 2 HDMI A (M-F) FLAT ADAPTER 270 DEGREE
HDI-1503 FIG. 3 HDMI A (M-F) ADAPTER 90 DEGREE ELBOW
HDI-1504 FIG. 4 HDMI A (M-F) ADAPTER 270 DEGREE ELBOW
HDI-1506 FIG. 5 HDMI MINI C (M) TO HDMI A (F) ADAPTER
HDI-1507 FIG. 6 HDMI MINI C (F) TO HDMI A (M) ADAPTER
HDI-1508 FIG. 7 HDMI MICRO D (M) TO HDMI A (F) ADAPTER
HDI-1509 FIG. 8 HDMI MICRO D (F) TO HDMI A (M) ADAPTER
HDI-9350 FIG. 9 HDMI A (F-F) INLINE COUPLER
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HDMI Passive Adapters

. - = -
- , - \ g
9 T WA
HDMI HDMI HDMI
A (F-F) 360° Swivel A (M-F) 360° Swivel A (F-F) Keystone Coupler

Fig. 10 Fig. 11 Fig. 12

HDMI A (M) to DVI-D (F) HDMI A (F) to DVI-D (M)
Fig. 13 Fig. 14

/ § -5
\
’ HDMI A (M) to
HDMI A (F) to Display Port (M) HDMI A (M) to VGA (F) VGA (F) w/ 3.5 mm Stereo Audio
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Item # Figure Description
HDI-9360 FIG. 10 HDMI A (F-F) ADAPTER W/ 360 DEGREE SWIVEL
HDI-9400 FIG. 11 HDMI A (M-F) ADAPTER W/ 360 DEGREE SWIVEL
HDI-9510 FIG. 12 HDMI A (F-F) KEYSTONE COUPLER (INSERT FOR FACE PLATES AND SURFACE MOUNT BOXES)
HDI-9100 FIG. 13 HDMI A (M) TO DVI-D (F) ADAPTER
HDI-9200 FIG. 14 HDMI A (F) TO DVI-D (M) ADAPTER
HDI-6109 FIG. 15 HDMI A (F) TO DISPLAY PORT (M) ADAPTER
HDI-6102 FIG. 16 HDMI A (M) TO VGA (F) ADAPTER
HDI-6140 FIG. 17 HDMI A (M) TO VGA (F) W/ 3.5 STEREO AUDIO ADAPTER
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