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Description Options

Head Type Non-Releasable

Overall Length 15.750 in (400.1 mm)

Overall Width .180 in (4.6 mm)

Hole Type No Screw Hole

Special Features (All) UV Resistant

Releasability Non Releasable

Material Nylon

Coating No Coating

Material Type RMS-46

Material Flammability Standard UL94 V-2

Color Black

Cable Bundle Diameter Range 4.45 in (113 mm)

Minimum Loop Tensile Strength 50 lbs (22.7 kg)

Tooth Material Nylon

Full Material Nylon 6/6

Add to Cart

Free Sample

Request Quote

Standard Cable Ties, UV

Resistant, Black, 15.800

in Long, 50 lbs
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Home Fiber, Wire & Cable Manage… Cable Ties & Mounts Cable Ties Standard Cable Ties

Standard Cable Ties, UV Resistant, Black, 15.800 in Long, 50
lbs

Item Code: WITA-50L-UVB-M

This Non-Releasable Weather Resistant Cable Tie is made of Black Nylon 6/6. It's 15.750 in
(400.1 mm) long and .180 in (4.6 mm) wide 

In Stock !

Free sample available
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