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PART NUMBER MATERIAL TYPE THREAD THREAD LA™ HEIGHT [ENGTH
EN-1234-BR 1/2" NPT 3/4" NPT 1.10 (28) 1.50 (38) 79 (20)
EN-1210-BR BRASS C 1/2" NPT 1" NPT 1.36 (34.5) 1.75 (44.5) 79 (20)
EN-3410-BR 3/4" NPT 1" NPT 1.38 (35) 1.69 (43) 71(18)
SPECIFICATIONS EN-1054-BR BRASS C 1" NPT 1-1/4" NPT 1.73 (44) 1.97 (50) 94 (24)
MATERIALS:
Nickel Plated Brass
_A0° o EM-1216-BK MI12x 1,5 Ml16x 1,5 .83 (21) A7 (12) 31(8)
(f‘fofct‘gozlléofc) EM-1620-BK NYLON A M16x 1.5 M20 x 1.5 98 (25) '51(13) 31 (8)
EM-2025-BK NYLON A M20x 1.5 M25x 1,5 1.18 (30) 59 (15) 31(8)
EM-2532-BK M25x 1.5 M32x 1,5 NA .59 (15) .59 (15)
EM-3240-BK NYLON C M32x 1.5 M40 x 1,5 NA 77 (19.5) .59 (15)
EM-4050-BK M40x 1.5 M50x 1,5 NA 77 (19.5) .59 (15)
EM-5063-BK NYLON C M50x 1.5 M63x 1,5 NA .78 (20) .59 (15) —
TYPE - A
TYPE - C
@ NOTES:
1) GENERAL DIMENSIONS DRAWINGS.
2) DIMENSIONS [ ] ARE IN MILLIMETER.
H 3) DIMENSIONS NOTED ARE FOR REFERENCE ONLY.
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